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Applying acceleration and deceleration 
profiles to bipolar stepper motors

Introduction
With a DC motor, ramping up the voltage (or duty cycle if 
pulse-width modulation is being used) controls how fast 
the motor’s shaft reaches any given speed. With stepper 
motors, however, changing the voltage does not have any 
effect on the motor speed. While it is true that changing 
the voltage changes the rate of current charge across the 
windings and thus the maximum speed the stepper can 
reach, the motor speed is set by the rate at which the cur-
rent through the windings is switched, or commutated.

Can it be assumed that steppers are machines not 
requiring controlled acceleration profiles? If so, can step-
pers be run at any target speed desired without conse-
quences? The truth is that stepper-motor motion needs to 
be actuated through acceleration and deceleration profiles 
more than any other motor topology. Trying to start at any 
speed may have dire effects.

In this article it is assumed that the reader is well-
versed in how a commercially available integrated micro-
stepping driver is used to control a stepper motor. The 
output of a stepper driver, such as the Texas Instruments 
(TI) DRV8818, is directly proportional to the frequency of 
a square wave (STEP input). Each STEP pulse equals a 
step (or microstep) as defined by the driver’s stepping 

logic. Hence, changing the frequency of the square wave 
also changes the stepper’s rate accordingly.

Figure 1 shows a motor manufacturer’s conventional 
stepping rate/torque curve with an important parameter, 
fs, called the starting frequency. It must be understood 
that, for this particular motor to start properly, a stepping 
rate smaller than fs must be employed. To start the motor 
with a stepping rate larger than fs may induce the motor to 
stall and lose synchronization. Once this happens, motion 
control is severely compromised. This appears to be a major 
problem but actually can be solved quite easily. All that is 
needed is to start the motor at a stepping rate below fs and 
then increase the speed until the target speed is reached. 
Following this guideline, the stepper motor can be actuated 
with stepping rates far exceeding fs—as long as the speed 
is kept below the shown torque/speed curve.

Equally important, one should not attempt to stop the 
motor simply by halting the STEP pulses. Instead, the 
stepping rate should be decreased from the target speed 
to a lower rate at which the motor can stop without the 
shaft inertia inducing extra and unwanted steps. Remember 
that if the stepper is being utilized in a positioning applica-
tion, the motor shaft can lose position if it keeps on moving 
after it should have stopped. Since closed-loop position 
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Figure 1. Torque/speed curve for a bipolar constant-
current stepper motor
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feedback is seldom used for driving steppers, it is crucial 
to ensure that only the commanded steps take place.

Acceleration/deceleration profile
To accelerate a stepper from a starting speed to a desired 
target speed, the current speed just needs to be changed 
at periodic intervals. Most engineers use microcontrollers 
to achieve stepper control. The most common implemen-
tation uses only two timers. The first is a steps-per-second 
(SPS) timer used to generate an accurate timing function 
for the stepping rate. The second is an acceleration timer 
used to alter the first timer on a periodic basis. Since the 
speed is being changed at timely intervals, in essence the 
angular velocity with respect to time (dv/dt) is being 
derived. This derivation is called acceleration, or how 
speed changes across time. Figure 2 shows an enlarged 
view of a typical microcontroller-based acceleration profile 
and what is happening as the stepper is accelerated 
towards a target speed.

The SPS is the desired number of steps per second, or 
the stepping rate, at which the motor should move. The 
SPS timer must be programmed to issue pulses at this 
rate. Depending on the timer’s oscillator frequency, a  
typical equation is

timer _ oscillator
SPS_timer_register = ,

SPS

where SPS_timer_register is a 16-bit number that tells the 
timer how long it takes to generate subsequent STEP 
pulses, and timer_oscillator is a constant of how fast the 
timer is running in megahertz.

This equation is stored in a function because it is used 
quite frequently. To see how it works, assume that the timer 
oscillator is running at 8 MHz and the desired stepping 
rate for the motor is 200 SPS. According to the equation, 
the program code makes the value of SPS_timer_register 
equal to 40,000. So every 40,000 timer clicks, a STEP pulse 

is generated. This results in a timer-based output of 200 
pulses per second and a shaft rotation equal to 200 SPS.

Every time such an event takes place, an interrupt is 
generated and the timer is cleared. The timing of the rising 
edge at the STEP input is crucial to the microstepping 
driver’s accuracy, but the falling edge can happen at 
almost any time as long as it is well before the next STEP 
rising edge.

Two parameters are needed to define the acceleration 
curve: (1) how often to change the SPS value, and (2) by 
how much. The acceleration curve is directly proportional 
to both parameters; that is, the more often the SPS value 
is updated and the higher its value, the steeper will be the 
acceleration curve. The acceleration timer handles both 
parameters: The timer function fires as many times per 
second as is desired to change the SPS value, and the  
timer’s interrupt-service routine (ISR) determines what 
the new speed is by incrementing the current SPS by a 
predetermined factor.

The acceleration rate is measured in steps per second 
per second (SPSPS), or by how many times per second 
the current SPS rate is changed. If the SPS value is changed 
by adding a one, the acceleration timer’s ISR must be called 
(triggered) for each change in the acceleration rate. For 
example, with an acceleration rate of 1000 SPSPS, the 
motor speed can be started at 200 SPS and incremented 
by one until it reaches 1200 SPS. The acceleration timer’s 
ISR would then need to be called 1000 times.

Another option is to call the acceleration timer half as 
frequently and then increment the SPS by two. Compared 
to the previous example, the acceleration timer’s ISR is 
called only 500 times, but the motor still starts up at  
200 SPS and reaches 1200 SPS within a second. The  
difference is more real-time availability at the expense of 
resolution. In other words, to achieve an accurate acceler-
ation rate of 999 SPSPS, the first option must be used.

Target Speed

Starting Speed

Acceleration
Rate

Acceleration-Timer Interval

Speed
Increase

Figure 2. Close-up of a typical acceleration profile
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The trade-offs of choosing one option versus the other 
must not be ignored, as the choice defines what kind of 
motion quality can be obtained. For instance, if a lot of 
granularity is required in order to achieve every possible 
acceleration profile, the acceleration timer’s ISR will need 
to be called as much as possible.

However, in the SPS-timer equation given earlier, there 
is a division operation. Depending on which processor core 
is being employed, this division may considerably limit how 
many times the ISR can effectively be called and still cor-
rectly generate the new SPS rate. In an implementation 
using TI’s MSP430™ with the CPU running at 16 MHz, a 
division operation takes about 500 µs. As a result, the most 
the ISR can be called per second is 2000 times. This limit 
then defines the incrementing factor. For any acceleration 
rate larger than 2000, an increment larger than one must 
be used.

The acceleration rate is computed once, shortly before 
the motor is started. The software in charge of this com pu-
tation determines what the acceleration timer’s interval 
and increment factor will be, then configures the variables 
accordingly. These variables are used concurrently until 
the SPS rate is modified enough to reach the target speed. 
Once the target speed is met, the acceleration profile ends.

The deceleration profile is basically identical to the accel-
eration profile, except that the increment factor is negative 
rather than positive. Also, a new target speed must be 
speci fied at which the motor can be safely stopped.  
Figure 3 shows an acceleration/deceleration profile where 

Target Speed

Starting Speed

Acceleration Rate
(same as

deceleration rate)

Stopping Speed

Figure 3. Acceleration/deceleration profile

the acceleration and deceleration rates are symmetric. 
Asymmetric rates can also be employed.

Position control
Up to this point, operating the motor in a speed-control 
loop has seemed fairly simple. The motor is brought into  
a target speed and at some point commanded to stop. 
However, what happens when a predetermined number of 
steps needs to be executed in a predetermined amount of 
time? The acceleration/deceleration profiles then become 
more important than ever. In this motion-control topology, 
it is crucial that the motor stop when all the programmed 
steps have been executed. The variable that specifies how 
many steps will be issued is called number_of_steps.

The motion profile must be coded to make the motor 
stop at the required time rather than wait for a command 
to start deceleration. One way to achieve this is to pro-
gram a variable called steps_to_stop to be smaller than  
number_of_steps. The software then determines when 
deceleration needs to be engaged by monitoring  
steps_to_stop.

Acceleration will not complete execution until the  
target speed has been reached. Once this happens, the 
stepper is allowed to run until it reaches the steps_to_stop 
count, at which time deceleration begins. For example, for 
a 1000-step run, steps_to_stop is set to 800. Hence, the 
motor is started via an acceleration profile and runs until 
step 800 is reached, at which time the motor decelerates 
until it stops.
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Depending on how all of the system’s vari-
ables are configured, five important  scenarios 
need to be examined (see Figure 4).

Scenario 1: All steps are issued before the 
motor reaches the target speed.

Scenario 2: All steps are issued while the 
motor is at the target speed.

Scenario 3: All steps are issued before the 
stopping speed is reached.

Scenario 4: All steps are issued as the 
stopping speed is reached.

Scenario 5: All steps are issued after the 
stopping speed is reached.

Stopping the motor right as the stopping 
speed is reached (Scenario 4) is the ideal 
case. Stopping the motor shortly before the 
stopping speed is reached (Scenario 3) or 
after it is reached (Scenario 5) can be 
acceptable depending on how many steps 
away from the ideal case these events occur. 
For instance, if all steps are issued while the 
motor is moving too fast, the motor shaft 
may lose position due to rotor inertia. But if 
the stopping speed is reached before all the 
steps are executed, the total time needed to 
execute the profile can become too long.

Scenarios 1 and 2, portrayed for illustra-
tive purposes only, should not take place, as 
the designer should always ensure that 
steps_to_stop is smaller than number_of_
steps. Knowing all the possible scenarios, 
the designer can easily tune the system to 
acquire the optimal response.

General Interest

Starting Speed

Starting Speed

Starting Speed

Starting Speed

Number of Steps

Number of Steps

Number of Steps

Number of Steps

Starting
Speed

Target Speed

Target Speed

Target Speed

Target Speed

Target Speed

Number
of Steps

Steps to Stop

Steps to Stop

Steps to Stop

Steps to Stop

Steps to Stop

Stopping Speed

Stopping Speed

Stopping Speed

Stopping Speed

1

2

3

4

5

Figure 4. Five acceleration/deceleration scenarios

http://www.ti.com/aaj


Texas Instruments Incorporated

28

Analog Applications JournalHigh-Performance Analog Products www.ti.com/aaj 3Q 2012

General Interest

Another option that may result in less 
tuning is to segment the total number of 
steps into percentages assigned to each 
particular region of the acceleration/decel-
eration profile. In this algorithm implemen-
tation, 20% of the total number of steps can 
be selected to accelerate the motor, 60% to 
run the motor at a constant (reached) 
speed, and the remaining 20% to deceler-
ate the motor (see Figure 5). If number_
of_steps is 1000, the stepper accelerates at 
the programmed acceleration rate for 200 
steps and stops acceleration at whatever 
step rate it reaches. It then executes 600 
steps at this rate, with the last 200 steps 
being executed throughout the decelera-
tion profile.

Notice that with an algorithm of this nature, assuming 
that the percentages are selected correctly, it is impossible 
to run out of steps on the wrong portion of the motion 
profile. For the example in Figure 5, since both the accel-
eration and deceleration portions are balanced, the motor 
most likely starts and stops at the same speed. The disad-
vantage of this method is that it is very hard to ensure 
what the target speed will be. If the target speed is not 
important, then this algorithm can be used to ensure that 
the motor will always stop at a safe speed.

If the speed reached is too slow for the application, the 
only means to speed up the motor shaft with this algo-
rithm is to increase the acceleration rate or increase the 
percentages of the number of steps used in the accelera-
tion/deceleration regions. However, the designer must be 
careful not to take the motor into a speed that violates the 
motor’s torque/speed curve.

Conclusion
Accelerating and decelerating a bipolar stepper motor is  
a crucial part of designing any application that uses one. 
While power-stage control has been simplified consider-
ably throughout the last decade, the application of accel-
eration and deceleration profiles still resides in the realm 
of the application’s processor. Because of the wide avail a-
bility of stepper solutions, the algorithms to process proper 

Acceleration
(20%)

Deceleration
(20%)

Running
(60%)

Reached Speed

Starting
Speed

Stopping
Speed

Number of Steps

Figure 5. Acceleration/deceleration profile based 
on percentages

motion control for the application’s stepper motor are eas-
ier to code and tune. By accelerating and decelerating the 
motor properly, the designer ensures that the appli cation 
will operate efficiently and according to specifications.

Please see Reference 1 for more information about the 
code structure for an acceleration/deceleration-based 
implementation that revolves around a power stage similar 
to the DRV8818 and uses an MSP430 microcontroller.

Reference
For more information related to this article, you can down-
load an Acrobat® Reader® file at www.ti.com/lit/litnumber 
and replace “litnumber” with the TI Lit. # for the 
materials listed below.

Document Title TI Lit. #
1. Jose Quinones, “Intelligent stepper motor  

driver with DRV8811/18/24/25,”  
Application Report. . . . . . . . . . . . . . . . . . . . . . . SLVA488

Related Web sites
www.ti.com/motor
www.ti.com/product/partnumber
Replace partnumber with DRV8811, DRV8818, DRV8824, 
or DRV8825

http://www.ti.com/aaj
http://www.ti.com/lit/SLVA488
http://www.ti.com/motor
http://www.ti.com/product/DRV8811
http://www.ti.com/product/DRV8818
http://www.ti.com/product/DRV8824
http://www.ti.com/product/DRV8825


© 2012 Texas Instruments Incorporated

E2E and MSP430 are trademarks of Texas Instruments. Acrobat and Reader are 
registered trademarks of Adobe Systems Incorporated. All other trademarks are 
the property of their respective owners.

SLYT482

TI Worldwide Technical Support

Internet
TI Semiconductor Product Information Center 
Home Page
support.ti.com

TI E2E™ Community Home Page
e2e.ti.com

Product Information Centers
Americas Phone +1(972) 644-5580

Brazil Phone 0800-891-2616

Mexico Phone 0800-670-7544

 Fax +1(972) 927-6377
 Internet/Email support.ti.com/sc/pic/americas.htm

Europe, Middle East, and Africa
Phone
 European Free Call 00800-ASK-TEXAS 
  (00800 275 83927)
 International +49 (0) 8161 80 2121
 Russian Support +7 (4) 95 98 10 701

  Note: The European Free Call (Toll Free) number is not active in 
all countries. If you have technical difficulty calling the free call 
number, please use the international number above.

Fax +(49) (0) 8161 80 2045
Internet www.ti.com/asktexas
Direct Email asktexas@ti.com

Japan
Phone Domestic 0120-92-3326

Fax International +81-3-3344-5317
 Domestic 0120-81-0036

Internet/Email International support.ti.com/sc/pic/japan.htm
 Domestic www.tij.co.jp/pic

Asia
Phone
 International +91-80-41381665
 Domestic Toll-Free Number
   Note: Toll-free numbers do not support 

mobile and IP phones.
  Australia 1-800-999-084
  China 800-820-8682
  Hong Kong 800-96-5941
  India 1-800-425-7888
  Indonesia 001-803-8861-1006
  Korea 080-551-2804
  Malaysia 1-800-80-3973
  New Zealand 0800-446-934
  Philippines 1-800-765-7404
  Singapore 800-886-1028
  Taiwan 0800-006800
  Thailand 001-800-886-0010
Fax +8621-23073686
Email  tiasia@ti.com or ti-china@ti.com
Internet support.ti.com/sc/pic/asia.htm

A011012

Important Notice: The products and services of Texas Instruments 
Incorporated and its subsidiaries described herein are sold subject to TI’s 
standard terms and conditions of sale. Customers are advised to obtain the 
most current and complete information about TI products and services 
before placing orders. TI assumes no liability for applications assistance, 
customer’s applications or product designs, software performance, or 
infringement of patents. The publication of information regarding any other 
company’s products or services does not constitute TI’s approval, warranty 
or endorsement thereof.

http://support.ti.com
http://e2e.ti.com
http://support.ti.com/sc/pic/americas.htm
http://www.ti.com/asktexas
http://support.ti.com/sc/pic/japan.htm
http://www.tij.co.jp/pic
http://support.ti.com/sc/pic/asia.htm


IMPORTANT NOTICE

Texas Instruments Incorporated and its subsidiaries (TI) reserve the right to make corrections, enhancements, improvements and other
changes to its semiconductor products and services per JESD46C and to discontinue any product or service per JESD48B. Buyers should
obtain the latest relevant information before placing orders and should verify that such information is current and complete. All
semiconductor products (also referred to herein as “components”) are sold subject to TI’s terms and conditions of sale supplied at the time
of order acknowledgment.

TI warrants performance of its components to the specifications applicable at the time of sale, in accordance with the warranty in TI’s terms
and conditions of sale of semiconductor products. Testing and other quality control techniques are used to the extent TI deems necessary
to support this warranty. Except where mandated by applicable law, testing of all parameters of each component is not necessarily
performed.

TI assumes no liability for applications assistance or the design of Buyers’ products. Buyers are responsible for their products and
applications using TI components. To minimize the risks associated with Buyers’ products and applications, Buyers should provide
adequate design and operating safeguards.

TI does not warrant or represent that any license, either express or implied, is granted under any patent right, copyright, mask work right, or
other intellectual property right relating to any combination, machine, or process in which TI components or services are used. Information
published by TI regarding third-party products or services does not constitute a license to use such products or services or a warranty or
endorsement thereof. Use of such information may require a license from a third party under the patents or other intellectual property of the
third party, or a license from TI under the patents or other intellectual property of TI.

Reproduction of significant portions of TI information in TI data books or data sheets is permissible only if reproduction is without alteration
and is accompanied by all associated warranties, conditions, limitations, and notices. TI is not responsible or liable for such altered
documentation. Information of third parties may be subject to additional restrictions.

Resale of TI components or services with statements different from or beyond the parameters stated by TI for that component or service
voids all express and any implied warranties for the associated TI component or service and is an unfair and deceptive business practice.
TI is not responsible or liable for any such statements.

Buyer acknowledges and agrees that it is solely responsible for compliance with all legal, regulatory and safety-related requirements
concerning its products, and any use of TI components in its applications, notwithstanding any applications-related information or support
that may be provided by TI. Buyer represents and agrees that it has all the necessary expertise to create and implement safeguards which
anticipate dangerous consequences of failures, monitor failures and their consequences, lessen the likelihood of failures that might cause
harm and take appropriate remedial actions. Buyer will fully indemnify TI and its representatives against any damages arising out of the use
of any TI components in safety-critical applications.

In some cases, TI components may be promoted specifically to facilitate safety-related applications. With such components, TI’s goal is to
help enable customers to design and create their own end-product solutions that meet applicable functional safety standards and
requirements. Nonetheless, such components are subject to these terms.

No TI components are authorized for use in FDA Class III (or similar life-critical medical equipment) unless authorized officers of the parties
have executed a special agreement specifically governing such use.

Only those TI components which TI has specifically designated as military grade or “enhanced plastic” are designed and intended for use in
military/aerospace applications or environments. Buyer acknowledges and agrees that any military or aerospace use of TI components
which have not been so designated is solely at the Buyer's risk, and that Buyer is solely responsible for compliance with all legal and
regulatory requirements in connection with such use.

TI has specifically designated certain components which meet ISO/TS16949 requirements, mainly for automotive use. Components which
have not been so designated are neither designed nor intended for automotive use; and TI will not be responsible for any failure of such
components to meet such requirements.

Products Applications

Audio www.ti.com/audio Automotive and Transportation www.ti.com/automotive

Amplifiers amplifier.ti.com Communications and Telecom www.ti.com/communications

Data Converters dataconverter.ti.com Computers and Peripherals www.ti.com/computers

DLP® Products www.dlp.com Consumer Electronics www.ti.com/consumer-apps

DSP dsp.ti.com Energy and Lighting www.ti.com/energy

Clocks and Timers www.ti.com/clocks Industrial www.ti.com/industrial

Interface interface.ti.com Medical www.ti.com/medical

Logic logic.ti.com Security www.ti.com/security

Power Mgmt power.ti.com Space, Avionics and Defense www.ti.com/space-avionics-defense

Microcontrollers microcontroller.ti.com Video and Imaging www.ti.com/video

RFID www.ti-rfid.com

OMAP Mobile Processors www.ti.com/omap TI E2E Community e2e.ti.com

Wireless Connectivity www.ti.com/wirelessconnectivity

Mailing Address: Texas Instruments, Post Office Box 655303, Dallas, Texas 75265
Copyright © 2012, Texas Instruments Incorporated

http://www.ti.com/audio
http://www.ti.com/automotive
http://amplifier.ti.com
http://www.ti.com/communications
http://dataconverter.ti.com
http://www.ti.com/computers
http://www.dlp.com
http://www.ti.com/consumer-apps
http://dsp.ti.com
http://www.ti.com/energy
http://www.ti.com/clocks
http://www.ti.com/industrial
http://interface.ti.com
http://www.ti.com/medical
http://logic.ti.com
http://www.ti.com/security
http://power.ti.com
http://www.ti.com/space-avionics-defense
http://microcontroller.ti.com
http://www.ti.com/video
http://www.ti-rfid.com
http://www.ti.com/omap
http://e2e.ti.com
http://www.ti.com/wirelessconnectivity



