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Symbol |[Count Hole Size Plated |Hole Type |[Drill Layer Pair

® 140 12.00mil <0.305mm> |PTH Round Top Layer - Bottom Layer
O 15 40.00mil (1.016mm> |PTH Round Top Layer — Bottom Layer
o 21 40.16mil (1.020mm> |PTH Round Top Layer — Bottom Layer
v 1 43.31mil (1.100mm> NPTH Round Top Layer — Bottom Layer
x 2 55.12mil <1.400mm> PTH Round Top Layer - Bottom Layer
<o 1 62.99mil (1.600mm> |NPTH Round Top Layer - Bottom Layer
X 2 63.00mil <1.600mm> |PTH Round Top Layer - Bottom Layer
(@) 1 110.00mil (2.794mm> |NPTH Round Top Layer — Bottom Layer
X 4 125.98mil (3.200mm> |PTH Round Top Layer — Bottom Layer
& 2 270.00mil (6.858mm> |PTH Round Top Layer — Bottom Layer

189 Total

Drill tolerances:

For 12 mil drill via +0/-12 mil

For PTH drill +,- 3 mil
For NPTH drill +,- 2 mil
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