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TAPE AND REEL INFORMATION
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Device Package |Package|Pins| SPQ Reel Reel A0 BO KO P1 w Pinl
Type |Drawing Diameter| Width | (mm) | (mm) | (mm) [ (mm) [ (mm) |Quadrant
(mm) |W1(mm)
LM4041A12IDBZR SOT-23 DBz 3 3000 180.0 8.4 2.9 3.35 | 1.35 4.0 8.0 Q3
LM4041A12IDBZT SOT-23 DBZ 3 250 180.0 8.4 2.9 335 | 135 | 40 8.0 Q3
LM4041A12IDBZT1G4 | SOT-23 DBz 3 250 180.0 8.4 29 335 | 1.35 4.0 8.0 Q3
LM4041A12IDCKR SC70 DCK 5 3000 179.0 8.4 2.2 25 1.2 4.0 8.0 Q3
LM4041A12IDCKR SC70 DCK 5 3000 180.0 8.4 2.3 2.5 1.2 4.0 8.0 Q3
LM4041B12IDBZR SOT-23 DBZ 3 3000 180.0 8.4 2.9 335 | 135 | 40 8.0 Q3
LM4041B12IDBZT SOT-23 DBz 3 250 180.0 8.4 29 335 | 1.35 4.0 8.0 Q3
LM4041B12IDCKR SC70 DCK 5 3000 180.0 8.4 2.3 25 1.2 4.0 8.0 Q3
LM4041B12IDCKR SC70 DCK 5 3000 179.0 8.4 2.2 2.5 1.2 4.0 8.0 Q3
LM4041BIDBZR SOT-23 DBZ 3 3000 179.0 8.4 315 | 295 | 1.22 | 4.0 8.0 Q3
LM4041BIDBZR SOT-23 DBz 3 3000 178.0 9.2 3.15 | 2.77 | 1.22 4.0 8.0 Q3
LM4041BIDBZR1G4 SOT-23 DBz 3 3000 179.0 8.4 3.15 | 295 | 1.22 4.0 8.0 Q3
LM4041BIDBZR1G4 SOT-23 DBz 3 3000 178.0 9.2 3.15 | 277 | 1.22 4.0 8.0 Q3
LM4041BIDBZT SOT-23 DBz 3 250 178.0 9.2 315 | 277 | 1.22 4.0 8.0 Q3
LM4041BIDBZT SOT-23 DBz 3 250 179.0 8.4 3.15 | 295 | 1.22 4.0 8.0 Q3
LM4041BIDCKR SC70 DCK 5 3000 179.0 8.4 2.2 25 1.2 4.0 8.0 Q3
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Device Package |Package|Pins| SPQ Reel Reel A0 BO KO P1 w Pinl
Type |Drawing Diameter| Width | (mm) | (mm) | (mm) [ (mm) [ (mm) |Quadrant
(mm) |W1(mm)

LM4041BIDCKT SC70 DCK 5 250 179.0 8.4 2.2 2.5 1.2 4.0 8.0 Q3
LM4041C12IDBZR SOT-23 | DBz 3 3000 179.0 8.4 315 | 295 | 1.22 | 4.0 8.0 Q3
LM4041C12IDBZR SOT-23 DBz 3 3000 180.0 8.4 29 335 | 1.35 4.0 8.0 Q3

LM4041C12IDBZR1G4 | SOT-23 DBz 3 3000 180.0 8.4 2.9 335 | 1.35 4.0 8.0 Q3
LM4041C12IDBZT SOT-23 DBz 3 250 180.0 8.4 2.9 3.35 | 135 4.0 8.0 Q3
LM4041C12IDCKR SC70 DCK 5 3000 179.0 8.4 2.2 25 1.2 4.0 8.0 Q3
LM4041C12IDCKR SC70 DCK 5 3000 180.0 8.4 2.3 25 1.2 4.0 8.0 Q3
LM4041C12QDBZR SOT-23 DBz 3 3000 180.0 8.4 2.9 335 | 1.35 4.0 8.0 Q3
LM4041C12QDBZT SOT-23 DBz 3 250 180.0 8.4 2.9 3.35 | 135 4.0 8.0 Q3

LM4041CIDBZR SOT-23 | DBz 3 3000 179.0 8.4 315 | 295 | 1.22 | 4.0 8.0 Q3

LM4041CIDBZR SOT-23 DBz 3 3000 178.0 9.2 3.15 | 277 | 1.22 4.0 8.0 Q3

LM4041CIDBZT SOT-23 DBz 3 250 179.0 8.4 3.15 | 295 | 1.22 4.0 8.0 Q3

LM4041CIDBZT SOT-23 DBz 3 250 178.0 9.2 3.15 | 277 | 1.22 4.0 8.0 Q3

LM4041CIDCKR SC70 DCK 5 3000 179.0 8.4 2.2 25 1.2 4.0 8.0 Q3

LM4041CIDCKT SC70 DCK 5 250 179.0 8.4 2.2 25 1.2 4.0 8.0 Q3
LM4041CQDBZR SOT-23 DBz 3 3000 178.0 9.2 3.15 | 277 | 1.22 4.0 8.0 Q3
LM4041CQDBZR SOT-23 DBZ 3 3000 179.0 8.4 3.15 | 295 | 1.22 4.0 8.0 Q3
LM4041CQDBZT SOT-23 | DBz 3 250 179.0 8.4 315 | 295 | 1.22 | 4.0 8.0 Q3
LM4041CQDBZT SOT-23 DBz 3 250 178.0 9.2 3.15 | 277 | 1.22 4.0 8.0 Q3
LM4041D12IDBZR SOT-23 DBz 3 3000 180.0 8.4 2.9 335 | 1.35 4.0 8.0 Q3

LM4041D12IDBZR1G4 | SOT-23 DBz 3 3000 180.0 8.4 2.9 3.35 | 135 4.0 8.0 Q3
LM4041D12IDBZT SOT-23 | DBz 3 250 180.0 8.4 29 | 335 | 135 | 4.0 8.0 Q3
LM4041D12IDCKR SC70 DCK 5 3000 179.0 8.4 2.2 25 1.2 4.0 8.0 Q3
LM4041D12IDCKR SC70 DCK 5 3000 180.0 8.4 2.3 25 1.2 4.0 8.0 Q3
LM4041D12QDBZR SOT-23 DBz 3 3000 180.0 8.4 2.9 3.35 | 135 4.0 8.0 Q3

LM4041DIDBZR SOT-23 | DBz 3 3000 179.0 8.4 315 | 295 | 1.22 | 4.0 8.0 Q3

LM4041DIDBZR SOT-23 DBz 3 3000 178.0 9.2 3.15 | 2.77 | 1.22 4.0 8.0 Q3

LM4041DIDBZT SOT-23 DBz 3 250 178.0 9.2 3.15 | 277 | 1.22 4.0 8.0 Q3

LM4041DIDCKR SC70 DCK 5 3000 179.0 8.4 2.2 2.5 1.2 4.0 8.0 Q3
LM4041DIDCKRG4 SC70 DCK 5 3000 179.0 8.4 2.2 25 1.2 4.0 8.0 Q3
LM4041DQDBZR SOT-23 DBz 3 3000 179.0 8.4 3.15 | 295 | 1.22 4.0 8.0 Q3
LM4041DQDBZR SOT-23 DBz 3 3000 178.0 9.2 3.15 | 277 | 1.22 4.0 8.0 Q3
LM4041DQDBZT SOT-23 DBz 3 250 179.0 8.4 3.15 | 295 | 1.22 4.0 8.0 Q3
LM4041DQDBZT SOT-23 DBz 3 250 178.0 9.2 315 | 277 | 1.22 4.0 8.0 Q3
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Device Package Type |Package Drawing| Pins SPQ Length (mm) | Width (mm) | Height (mm)
LM4041A12IDBZR SOT-23 DBz 3 3000 210.0 185.0 35.0
LM4041A12IDBZT SOT-23 DBZ 3 250 210.0 185.0 35.0

LM4041A12IDBZT1G4 SOT-23 DBZ 3 250 210.0 185.0 35.0
LM4041A12IDCKR SC70 DCK 5 3000 200.0 183.0 25.0
LM4041A12IDCKR SC70 DCK 5 3000 210.0 185.0 35.0
LM4041B12IDBZR SOT-23 DBZ 3 3000 210.0 185.0 35.0
LM4041B12IDBZT SOT-23 DBZ 3 250 210.0 185.0 35.0
LM4041B12IDCKR SC70 DCK 5 3000 210.0 185.0 35.0
LM4041B12IDCKR SC70 DCK 5 3000 200.0 183.0 25.0

LM4041BIDBZR SOT-23 DBZ 3 3000 200.0 183.0 25.0
LM4041BIDBZR SOT-23 DBZ 3 3000 180.0 180.0 18.0
LM4041BIDBZR1G4 SOT-23 DBz 3 3000 200.0 183.0 25.0
LM4041BIDBZR1G4 SOT-23 DBz 3 3000 180.0 180.0 18.0
LM4041BIDBZT SOT-23 DBZ 3 250 180.0 180.0 18.0
LM4041BIDBZT SOT-23 DBZ 3 250 200.0 183.0 25.0
LM4041BIDCKR SC70 DCK 5 3000 200.0 183.0 25.0
LM4041BIDCKT SC70 DCK 5 250 203.0 203.0 35.0
LM4041C12IDBZR SOT-23 DBZ 3 3000 200.0 183.0 25.0
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Device Package Type |Package Drawing| Pins SPQ Length (mm) | Width (mm) | Height (mm)

LM4041C12IDBZR SOT-23 DBz 3 3000 210.0 185.0 35.0
LM4041C12IDBZR1G4 SOT-23 DBZ 3 3000 210.0 185.0 35.0
LM4041C12IDBZT SOT-23 DBZ 3 250 210.0 185.0 35.0
LM4041C12IDCKR SC70 DCK 5 3000 200.0 183.0 25.0
LM4041C12IDCKR SC70 DCK 5 3000 210.0 185.0 35.0
LM4041C12QDBZR SOT-23 DBZ 3 3000 210.0 185.0 35.0
LM4041C12QDBZT SOT-23 DBZ 3 250 210.0 185.0 35.0
LM4041CIDBZR SOT-23 DBz 3 3000 200.0 183.0 25.0
LM4041CIDBZR SOT-23 DBz 3 3000 180.0 180.0 18.0
LM4041CIDBZT SOT-23 DBZ 3 250 203.0 203.0 35.0
LM4041CIDBZT SOT-23 DBZ 3 250 180.0 180.0 18.0
LM4041CIDCKR SC70 DCK 5 3000 200.0 183.0 25.0
LM4041CIDCKT SC70 DCK 5 250 200.0 183.0 25.0
LM4041CQDBZR SOT-23 DBZ 3 3000 180.0 180.0 18.0
LM4041CQDBZR SOT-23 DBZ 3 3000 200.0 183.0 25.0
LM4041CQDBZT SOT-23 DBz 3 250 200.0 183.0 25.0
LM4041CQDBZT SOT-23 DBz 3 250 180.0 180.0 18.0
LM4041D12IDBZR SOT-23 DBZ 3 3000 210.0 185.0 35.0
LM4041D12IDBZR1G4 SOT-23 DBZ 3 3000 210.0 185.0 35.0
LM4041D12IDBZT SOT-23 DBz 3 250 210.0 185.0 35.0
LM4041D12IDCKR SC70 DCK 5 3000 200.0 183.0 25.0
LM4041D12IDCKR SC70 DCK 5 3000 210.0 185.0 35.0
LM4041D12QDBZR SOT-23 DBZ 3 3000 210.0 185.0 35.0
LM4041DIDBZR SOT-23 DBz 3 3000 200.0 183.0 25.0
LM4041DIDBZR SOT-23 DBz 3 3000 180.0 180.0 18.0
LM4041DIDBZT SOT-23 DBZ 3 250 180.0 180.0 18.0
LM4041DIDCKR SC70 DCK 5 3000 200.0 183.0 25.0
LM4041DIDCKRG4 SC70 DCK 5 3000 200.0 183.0 25.0
LM4041DQDBZR SOT-23 DBz 3 3000 200.0 183.0 25.0
LM4041DQDBZR SOT-23 DBZ 3 3000 180.0 180.0 18.0
LM4041DQDBZT SOT-23 DBZ 3 250 203.0 203.0 35.0
LM4041DQDBZT SOT-23 DBz 3 250 180.0 180.0 18.0
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