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TAPE AND REEL INFORMATION

Reel Width (W1)

REEL DIMENSIONS

A0
B0
K0
W

Dimension designed to accommodate the component length
Dimension designed to accommodate the component thickness
Overall width of the carrier tape
Pitch between successive cavity centers

Dimension designed to accommodate the component width

TAPE DIMENSIONS

K0  P1

B0 W

A0Cavity

QUADRANT ASSIGNMENTS FOR PIN 1 ORIENTATION IN TAPE

Pocket Quadrants

Sprocket Holes

Q1 Q1Q2 Q2

Q3 Q3Q4 Q4 User Direction of Feed

P1

Reel
Diameter

 
*All dimensions are nominal

Device Package
Type

Package
Drawing

Pins SPQ Reel
Diameter

(mm)

Reel
Width

W1 (mm)

A0
(mm)

B0
(mm)

K0
(mm)

P1
(mm)

W
(mm)

Pin1
Quadrant

MSP430FR5720IPWR TSSOP PW 28 2000 330.0 16.4 6.9 10.2 1.8 12.0 16.0 Q1

MSP430FR5720IRGER VQFN RGE 24 3000 330.0 12.4 4.25 4.25 1.15 8.0 12.0 Q2

MSP430FR5720IRGER VQFN RGE 24 3000 330.0 12.4 4.25 4.25 1.15 8.0 12.0 Q2

MSP430FR5720IRGET VQFN RGE 24 250 180.0 12.4 4.25 4.25 1.15 8.0 12.0 Q2

MSP430FR5720IRGET VQFN RGE 24 250 180.0 12.4 4.25 4.25 1.15 8.0 12.0 Q2

MSP430FR5721IDAR TSSOP DA 38 2000 330.0 24.4 8.6 13.0 1.8 12.0 24.0 Q1

MSP430FR5721IRHAR VQFN RHA 40 2500 330.0 16.4 6.3 6.3 1.1 12.0 16.0 Q2

MSP430FR5721IRHAR VQFN RHA 40 2500 330.0 16.4 6.3 6.3 1.1 12.0 16.0 Q2

MSP430FR5721IRHAT VQFN RHA 40 250 180.0 16.4 6.3 6.3 1.1 12.0 16.0 Q2

MSP430FR5721IRHAT VQFN RHA 40 250 180.0 16.4 6.3 6.3 1.1 12.0 16.0 Q2

MSP430FR5722IRGET VQFN RGE 24 250 180.0 12.4 4.25 4.25 1.15 8.0 12.0 Q2

MSP430FR5722IRGET VQFN RGE 24 250 180.0 12.4 4.25 4.25 1.15 8.0 12.0 Q2

MSP430FR5723IRHAR VQFN RHA 40 2500 330.0 16.4 6.3 6.3 1.1 12.0 16.0 Q2

MSP430FR5723IRHAR VQFN RHA 40 2500 330.0 16.4 6.3 6.3 1.1 12.0 16.0 Q2

MSP430FR5723IRHAT VQFN RHA 40 250 180.0 16.4 6.3 6.3 1.1 12.0 16.0 Q2

MSP430FR5723IRHAT VQFN RHA 40 250 180.0 16.4 6.3 6.3 1.1 12.0 16.0 Q2
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Device Package
Type

Package
Drawing

Pins SPQ Reel
Diameter

(mm)

Reel
Width

W1 (mm)

A0
(mm)

B0
(mm)

K0
(mm)

P1
(mm)

W
(mm)

Pin1
Quadrant

MSP430FR5724IPWR TSSOP PW 28 2000 330.0 16.4 6.9 10.2 1.8 12.0 16.0 Q1

MSP430FR5724IRGER VQFN RGE 24 3000 330.0 12.4 4.25 4.25 1.15 8.0 12.0 Q2

MSP430FR5724IRGER VQFN RGE 24 3000 330.0 12.4 4.25 4.25 1.15 8.0 12.0 Q2

MSP430FR5724IRGET VQFN RGE 24 250 180.0 12.4 4.25 4.25 1.15 8.0 12.0 Q2

MSP430FR5724IRGET VQFN RGE 24 250 180.0 12.4 4.25 4.25 1.15 8.0 12.0 Q2

MSP430FR5725IDAR TSSOP DA 38 2000 330.0 24.4 8.6 13.0 1.8 12.0 24.0 Q1

MSP430FR5725IRHAR VQFN RHA 40 2500 330.0 16.4 6.3 6.3 1.1 12.0 16.0 Q2

MSP430FR5725IRHAR VQFN RHA 40 2500 330.0 16.4 6.3 6.3 1.1 12.0 16.0 Q2

MSP430FR5725IRHAT VQFN RHA 40 250 180.0 16.4 6.3 6.3 1.1 12.0 16.0 Q2

MSP430FR5725IRHAT VQFN RHA 40 250 180.0 16.4 6.3 6.3 1.1 12.0 16.0 Q2

MSP430FR5726IRGER VQFN RGE 24 3000 330.0 12.4 4.25 4.25 1.15 8.0 12.0 Q2

MSP430FR5726IRGER VQFN RGE 24 3000 330.0 12.4 4.25 4.25 1.15 8.0 12.0 Q2

MSP430FR5727IDAR TSSOP DA 38 2000 330.0 24.4 8.6 13.0 1.8 12.0 24.0 Q1

MSP430FR5727IRHAT VQFN RHA 40 250 180.0 16.4 6.3 6.3 1.1 12.0 16.0 Q2

MSP430FR5727IRHAT VQFN RHA 40 250 180.0 16.4 6.3 6.3 1.1 12.0 16.0 Q2

MSP430FR5728IPWR TSSOP PW 28 2000 330.0 16.4 6.9 10.2 1.8 12.0 16.0 Q1

MSP430FR5728IRGER VQFN RGE 24 3000 330.0 12.4 4.25 4.25 1.15 8.0 12.0 Q2

MSP430FR5728IRGER VQFN RGE 24 3000 330.0 12.4 4.25 4.25 1.15 8.0 12.0 Q2

MSP430FR5728IRGET VQFN RGE 24 250 180.0 12.4 4.25 4.25 1.15 8.0 12.0 Q2

MSP430FR5728IRGET VQFN RGE 24 250 180.0 12.4 4.25 4.25 1.15 8.0 12.0 Q2

MSP430FR5729IDAR TSSOP DA 38 2000 330.0 24.4 8.6 13.0 1.8 12.0 24.0 Q1

MSP430FR5729IRHAR VQFN RHA 40 2500 330.0 16.4 6.3 6.3 1.1 12.0 16.0 Q2

MSP430FR5729IRHAT VQFN RHA 40 250 180.0 16.4 6.3 6.3 1.1 12.0 16.0 Q2

MSP430FR5729IRHAT VQFN RHA 40 250 180.0 16.4 6.3 6.3 1.1 12.0 16.0 Q2
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TAPE AND REEL BOX DIMENSIONS

Width (mm)

W L

H

 
*All dimensions are nominal

Device Package Type Package Drawing Pins SPQ Length (mm) Width (mm) Height (mm)

MSP430FR5720IPWR TSSOP PW 28 2000 350.0 350.0 43.0

MSP430FR5720IRGER VQFN RGE 24 3000 356.0 356.0 35.0

MSP430FR5720IRGER VQFN RGE 24 3000 346.0 346.0 33.0

MSP430FR5720IRGET VQFN RGE 24 250 210.0 185.0 35.0

MSP430FR5720IRGET VQFN RGE 24 250 210.0 185.0 35.0

MSP430FR5721IDAR TSSOP DA 38 2000 350.0 350.0 43.0

MSP430FR5721IRHAR VQFN RHA 40 2500 367.0 367.0 38.0

MSP430FR5721IRHAR VQFN RHA 40 2500 356.0 356.0 35.0

MSP430FR5721IRHAT VQFN RHA 40 250 210.0 185.0 35.0

MSP430FR5721IRHAT VQFN RHA 40 250 210.0 185.0 35.0

MSP430FR5722IRGET VQFN RGE 24 250 210.0 185.0 35.0

MSP430FR5722IRGET VQFN RGE 24 250 210.0 185.0 35.0

MSP430FR5723IRHAR VQFN RHA 40 2500 367.0 367.0 38.0

MSP430FR5723IRHAR VQFN RHA 40 2500 367.0 367.0 38.0

MSP430FR5723IRHAT VQFN RHA 40 250 210.0 185.0 35.0

MSP430FR5723IRHAT VQFN RHA 40 250 210.0 185.0 35.0

MSP430FR5724IPWR TSSOP PW 28 2000 350.0 350.0 43.0

MSP430FR5724IRGER VQFN RGE 24 3000 356.0 356.0 35.0
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Device Package Type Package Drawing Pins SPQ Length (mm) Width (mm) Height (mm)

MSP430FR5724IRGER VQFN RGE 24 3000 346.0 346.0 33.0

MSP430FR5724IRGET VQFN RGE 24 250 210.0 185.0 35.0

MSP430FR5724IRGET VQFN RGE 24 250 210.0 185.0 35.0

MSP430FR5725IDAR TSSOP DA 38 2000 350.0 350.0 43.0

MSP430FR5725IRHAR VQFN RHA 40 2500 367.0 367.0 38.0

MSP430FR5725IRHAR VQFN RHA 40 2500 367.0 367.0 38.0

MSP430FR5725IRHAT VQFN RHA 40 250 210.0 185.0 35.0

MSP430FR5725IRHAT VQFN RHA 40 250 210.0 185.0 35.0

MSP430FR5726IRGER VQFN RGE 24 3000 346.0 346.0 33.0

MSP430FR5726IRGER VQFN RGE 24 3000 356.0 356.0 35.0

MSP430FR5727IDAR TSSOP DA 38 2000 350.0 350.0 43.0

MSP430FR5727IRHAT VQFN RHA 40 250 210.0 185.0 35.0

MSP430FR5727IRHAT VQFN RHA 40 250 210.0 185.0 35.0

MSP430FR5728IPWR TSSOP PW 28 2000 350.0 350.0 43.0

MSP430FR5728IRGER VQFN RGE 24 3000 346.0 346.0 33.0

MSP430FR5728IRGER VQFN RGE 24 3000 356.0 356.0 35.0

MSP430FR5728IRGET VQFN RGE 24 250 210.0 185.0 35.0

MSP430FR5728IRGET VQFN RGE 24 250 210.0 185.0 35.0

MSP430FR5729IDAR TSSOP DA 38 2000 350.0 350.0 43.0

MSP430FR5729IRHAR VQFN RHA 40 2500 367.0 367.0 38.0

MSP430FR5729IRHAT VQFN RHA 40 250 210.0 185.0 35.0

MSP430FR5729IRHAT VQFN RHA 40 250 210.0 185.0 35.0
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TUBE
 
 

L - Tube length
T - Tube  
height

W - Tube  
width

B - Alignment groove width
 
 
*All dimensions are nominal

Device Package Name Package Type Pins SPQ L (mm) W (mm) T (µm) B (mm)

MSP430FR5720IPW PW TSSOP 28 50 530 10.2 3600 3.5

MSP430FR5721IDA DA TSSOP 38 40 530 11.89 3600 4.9

MSP430FR5722IPW PW TSSOP 28 50 530 10.2 3600 3.5

MSP430FR5724IPW PW TSSOP 28 50 530 10.2 3600 3.5

MSP430FR5725IDA DA TSSOP 38 40 530 11.89 3600 4.9

MSP430FR5726IPW PW TSSOP 28 50 530 10.2 3600 3.5

MSP430FR5728IPW PW TSSOP 28 50 530 10.2 3600 3.5

MSP430FR5729IDA DA TSSOP 38 40 530 11.89 3600 4.9
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