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TAPE AND REEL INFORMATION
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Device Package |Package|Pins| SPQ Reel Reel A0 BO KO P1 w Pinl
Type |Drawing Diameter| Width | (mm) | (mm) | (mm) [ (mm) [ (mm) |Quadrant
(mm) |W1(mm)

TLV431ACDBVR SOT-23 DBV 5 3000 178.0 9.0 3.23 | 317 | 1.37 4.0 8.0 Q3
TLV431ACDBVR1G4 | SOT-23 | DBV 5 3000 178.0 9.0 323 | 317 | 1.37 | 4.0 8.0 Q3
TLV431ACDBVR1G4 SOT-23 DBV 5 3000 180.0 8.4 3.23 | 317 | 1.37 4.0 8.0 Q3

TLV431ACDBVT SOT-23 DBV 5 250 178.0 9.0 3.23 | 317 | 137 4.0 8.0 Q3

TLV431ACDBZR SOT-23 DBZ 3 3000 178.0 9.0 3.15 | 277 | 1.22 4.0 8.0 Q3
TLV431ACDBZRG4 SOT-23 | DBZ 3 3000 180.0 8.4 315 | 277 | 1.22 | 4.0 8.0 Q3
TLV431ACDBZRG4 SOT-23 DBz 3 3000 180.0 8.4 29 335 | 1.35 4.0 8.0 Q3

TLV431AIDBVR SOT-23 DBV 5 3000 178.0 9.0 3.23 | 317 | 1.37 4.0 8.0 Q3
TLV431AIDBVR1G4 SOT-23 DBV 5 3000 180.0 8.4 3.23 | 317 | 1.37 4.0 8.0 Q3

TLV431AIDBVT SOT-23 DBV 5 250 178.0 9.0 3.23 | 317 | 1.37 4.0 8.0 Q3

TLV431AIDBZR SOT-23 DBz 3 3000 178.0 9.0 3.15 | 2.77 | 1.22 4.0 8.0 Q3

TLV431AIDBZRG4 SOT-23 DBz 3 3000 180.0 8.4 3.15 | 277 | 1.22 4.0 8.0 Q3

TLV431AIDBZRG4 SOT-23 DBz 3 3000 180.0 8.4 2.9 3.35 | 1.35 4.0 8.0 Q3

TLV431AIDR SoIC D 8 2500 330.0 124 6.4 5.2 21 8.0 | 12.0 Q1
TLV431AQPK SOT-89 PK 3 1000 180.0 12.4 491 | 4.52 1.9 8.0 12.0 Q3
TLV431AQPK SOT-89 PK 3 1000 180.0 12.4 491 | 452 1.9 8.0 12.0 Q3
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Device Package |Package|Pins| SPQ Reel Reel A0 BO KO P1 w Pinl
Type |Drawing Diameter| Width | (mm) | (mm) | (mm) [ (mm) [ (mm) |Quadrant
(mm) |W1(mm)
TLV431BCDBVR SOT-23 DBV 5 3000 178.0 9.0 3.3 3.2 1.4 4.0 8.0 Q3
TLV431BCDBVT SOT-23 | DBV 5 250 178.0 9.0 3.3 3.2 14 4.0 8.0 Q3
TLV431BCDBZR SOT-23 DBz 3 3000 178.0 9.0 3.15 | 277 | 1.22 4.0 8.0 Q3
TLV431BCDBZT SOT-23 DBz 3 250 178.0 9.0 3.15 | 277 | 1.22 4.0 8.0 Q3
TLV431BCDBZTG4 SOT-23 DBZ 3 250 180.0 8.4 2.9 3.35 | 135 4.0 8.0 Q3
TLV431BCDBZTG4 SOT-23 DBz 3 250 180.0 8.4 315 | 277 | 1.22 4.0 8.0 Q3
TLV431BCDCKR SC70 DCK 6 3000 179.0 8.4 2.2 25 1.2 4.0 8.0 Q3
TLV431BCDCKT SC70 DCK 6 250 179.0 8.4 2.2 25 1.2 4.0 8.0 Q3
TLV431BCPK SOT-89 PK 3 1000 180.0 12.4 491 | 452 1.9 8.0 12.0 Q3
TLV431BCPK SOT-89 PK 3 1000 180.0 124 491 | 452 | 1.9 8.0 | 12.0 Q3
TLV431BIDBVR SOT-23 DBV 5 3000 178.0 9.0 3.3 3.2 1.4 4.0 8.0 Q3
TLV431BIDBVT SOT-23 DBV 5 250 178.0 9.0 3.3 3.2 1.4 4.0 8.0 Q3
TLV431BIDBVT SOT-23 DBV 5 250 180.0 8.4 3.2 3.2 1.4 4.0 8.0 Q3
TLV431BIDBZR SOT-23 | DBz 3 3000 178.0 9.0 315 | 277 | 1.22 | 4.0 8.0 Q3
TLV431BIDBZRG4 SOT-23 DBz 3 3000 180.0 8.4 29 335 | 135 4.0 8.0 Q3
TLV431BIDBZRG4 SOT-23 DBz 3 3000 180.0 8.4 3.15 | 277 | 1.22 4.0 8.0 Q3
TLV431BIDBZT SOT-23 DBz 3 250 178.0 9.0 3.15 | 277 | 1.22 4.0 8.0 Q3
TLV431BIDCKR SC70 DCK 6 3000 179.0 8.4 2.2 25 1.2 4.0 8.0 Q3
TLV431BIDCKRG4 SC70 DCK 6 3000 179.0 8.4 2.2 25 1.2 4.0 8.0 Q3
TLV431BIDCKT SC70 DCK 6 250 179.0 8.4 2.2 25 1.2 4.0 8.0 Q3
TLV431BIPK SOT-89 PK 3 1000 180.0 12.4 491 | 452 1.9 8.0 12.0 Q3
TLV431BIPK SOT-89 PK 3 1000 180.0 124 491 | 452 | 1.9 8.0 | 12.0 Q3
TLV431BQDBVR SOT-23 DBV 5 3000 178.0 9.0 3.3 3.2 1.4 4.0 8.0 Q3
TLV431BQDBVRG4 SOT-23 DBV 5 3000 179.0 8.4 3.2 3.2 1.4 4.0 8.0 Q3
TLV431BQDBVT SOT-23 DBV 5 250 180.0 8.4 3.2 3.2 1.4 4.0 8.0 Q3
TLV431BQDBVT SOT-23 | DBV 5 250 178.0 9.0 3.3 3.2 14 4.0 8.0 Q3
TLV431BQDBZR SOT-23 DBz 3 3000 178.0 9.0 3.15 | 2.77 | 1.22 4.0 8.0 Q3
TLV431BQDBZRG4 SOT-23 DBz 3 3000 180.0 8.4 29 335 | 1.35 4.0 8.0 Q3
TLV431BQDBZRG4 SOT-23 DBz 3 3000 180.0 8.4 3.15 | 277 | 1.22 4.0 8.0 Q3
TLV431BQDBZT SOT-23 DBz 3 250 178.0 9.0 315 | 277 | 1.22 4.0 8.0 Q3
TLV431BQDCKR SC70 DCK 6 3000 180.0 8.4 2.3 25 1.2 4.0 8.0 Q3
TLV431BQDCKR SC70 DCK 6 3000 179.0 8.4 2.2 25 1.2 4.0 8.0 Q3
TLV431BQDCKT SC70 DCK 6 250 179.0 8.4 2.2 2.5 1.2 4.0 8.0 Q3
TLV431BQDCKT SC70 DCK 6 250 180.0 8.4 2.3 25 1.2 4.0 8.0 Q3
TLV431BQPK SOT-89 PK 3 1000 180.0 12.4 491 | 4.52 1.9 8.0 12.0 Q3
TLV431BQPK SOT-89 PK 3 1000 180.0 12.4 491 | 4.52 1.9 8.0 12.0 Q3
TLV431CDBVR SOT-23 DBV 5 3000 178.0 9.0 3.23 | 317 | 1.37 4.0 8.0 Q3
TLV431CDBVT SOT-23 | DBV 5 250 178.0 9.0 323 | 317 | 1.37 | 4.0 8.0 Q3
TLV431CDBVT SOT-23 DBV 5 250 180.0 8.4 3.23 | 317 | 1.37 4.0 8.0 Q3
TLV431CDBZR SOT-23 DBz 3 3000 178.0 9.0 3.15 | 2.77 | 1.22 4.0 8.0 Q3
TLV431IDBVR SOT-23 DBV 5 3000 178.0 9.0 3.3 3.2 1.4 4.0 8.0 Q3
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Device Package |Package|Pins| SPQ Reel Reel A0 BO KO P1 w Pinl
Type |Drawing Diameter| Width | (mm) | (mm) | (mm) [ (mm) [ (mm) |Quadrant
(mm) |W1(mm)

TLV431IDBVR1G4 SOT-23 DBV 5 3000 180.0 8.4 323 | 3.17 | 1.37 4.0 8.0 Q3
TLV431IDBVT SOT-23 DBV 5 250 178.0 9.0 323 | 317 | 1.37 4.0 8.0 Q3
TLV431IDBZR SOT-23 DBZ 3 3000 178.0 9.0 315 | 277 | 1.22 4.0 8.0 Q3

TLV431IDBZRG4 SOT-23 DBZ 3 3000 180.0 8.4 2.9 335 | 1.35 4.0 8.0 Q3

TLV431IDBZRG4 SOT-23 DBz 3 3000 180.0 8.4 315 | 277 | 1.22 4.0 8.0 Q3

TLV431QPK SOT-89 PK 3 1000 180.0 12.4 491 | 452 19 8.0 12.0 Q3
TLV431QPK SOT-89 PK 3 1000 180.0 12.4 491 | 452 1.9 8.0 12.0 Q3
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TAPE AND REEL BOX DIMENSIONS
*All dimensions are nominal
Device Package Type |Package Drawing| Pins SPQ Length (mm) | Width (mm) | Height (mm)

TLV431ACDBVR SOT-23 DBV 5 3000 180.0 180.0 18.0
TLV431ACDBVR1G4 SOT-23 DBV 5 3000 180.0 180.0 18.0
TLV431ACDBVR1G4 SOT-23 DBV 5 3000 183.0 183.0 20.0
TLV431ACDBVT SOT-23 DBV 5 250 180.0 180.0 18.0
TLV431ACDBZR SOT-23 DBz 3 3000 180.0 180.0 18.0
TLV431ACDBZRG4 SOT-23 DBZ 3 3000 183.0 183.0 20.0
TLV431ACDBZRG4 SOT-23 DBZ 3 3000 210.0 185.0 35.0
TLV431AIDBVR SOT-23 DBV 5 3000 180.0 180.0 18.0
TLV431AIDBVR1G4 SOT-23 DBV 5 3000 183.0 183.0 20.0
TLV431AIDBVT SOT-23 DBV 5 250 180.0 180.0 18.0
TLV431AIDBZR SOT-23 DBZ 3 3000 180.0 180.0 18.0
TLV431AIDBZRG4 SOT-23 DBZ 3 3000 183.0 183.0 20.0
TLV431AIDBZRG4 SOT-23 DBz 3 3000 210.0 185.0 35.0
TLV431AIDR SoIC D 8 2500 353.0 353.0 32.0
TLV431AQPK SOT-89 PK 3 1000 340.0 340.0 38.0
TLV431AQPK SOT-89 PK 3 1000 190.0 190.0 30.0
TLV431BCDBVR SOT-23 DBV 5 3000 180.0 180.0 18.0
TLV431BCDBVT SOT-23 DBV 5 250 180.0 180.0 18.0
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Device Package Type |Package Drawing| Pins SPQ Length (mm) | Width (mm) | Height (mm)

TLV431BCDBZR SOT-23 DBz 3 3000 180.0 180.0 18.0
TLV431BCDBZT SOT-23 DBZ 3 250 180.0 180.0 18.0
TLV431BCDBZTG4 SOT-23 DBZ 3 250 210.0 185.0 35.0
TLV431BCDBZTG4 SOT-23 DBz 3 250 183.0 183.0 20.0
TLV431BCDCKR SC70 DCK 6 3000 203.0 203.0 35.0
TLV431BCDCKT SC70 DCK 6 250 203.0 203.0 35.0
TLV431BCPK SOT-89 PK 3 1000 340.0 340.0 38.0
TLV431BCPK SOT-89 PK 3 1000 190.0 190.0 30.0
TLV431BIDBVR SOT-23 DBV 5 3000 180.0 180.0 18.0
TLV431BIDBVT SOT-23 DBV 5 250 180.0 180.0 18.0
TLV431BIDBVT SOT-23 DBV 5 250 203.0 203.0 35.0
TLV431BIDBZR SOT-23 DBz 3 3000 180.0 180.0 18.0
TLV431BIDBZRG4 SOT-23 DBz 3 3000 210.0 185.0 35.0
TLV431BIDBZRG4 SOT-23 DBZ 3 3000 183.0 183.0 20.0
TLV431BIDBZT SOT-23 DBZ 3 250 180.0 180.0 18.0
TLV431BIDCKR SC70 DCK 6 3000 203.0 203.0 35.0
TLV431BIDCKRG4 SC70 DCK 6 3000 203.0 203.0 35.0
TLV431BIDCKT SC70 DCK 6 250 203.0 203.0 35.0
TLV431BIPK SOT-89 PK 3 1000 190.0 190.0 30.0
TLV431BIPK SOT-89 PK 3 1000 340.0 340.0 38.0
TLV431BQDBVR SOT-23 DBV 5 3000 180.0 180.0 18.0
TLV431BQDBVRG4 SOT-23 DBV 5 3000 200.0 183.0 25.0
TLV431BQDBVT SOT-23 DBV 5 250 203.0 203.0 35.0
TLV431BQDBVT SOT-23 DBV 5 250 180.0 180.0 18.0
TLV431BQDBZR SOT-23 DBz 3 3000 180.0 180.0 18.0
TLV431BQDBZRG4 SOT-23 DBZ 3 3000 210.0 185.0 35.0
TLV431BQDBZRG4 SOT-23 DBZ 3 3000 183.0 183.0 20.0
TLV431BQDBZT SOT-23 DBz 3 250 180.0 180.0 18.0
TLV431BQDCKR SC70 DCK 6 3000 210.0 185.0 35.0
TLV431BQDCKR SC70 DCK 6 3000 200.0 183.0 25.0
TLV431BQDCKT SC70 DCK 6 250 200.0 183.0 25.0
TLV431BQDCKT SC70 DCK 6 250 210.0 185.0 35.0
TLV431BQPK SOT-89 PK 3 1000 190.0 190.0 30.0
TLV431BQPK SOT-89 PK 3 1000 340.0 340.0 38.0
TLV431CDBVR SOT-23 DBV 5 3000 180.0 180.0 18.0
TLV431CDBVT SOT-23 DBV 5 250 180.0 180.0 18.0
TLV431CDBVT SOT-23 DBV 5 250 183.0 183.0 20.0
TLV431CDBZR SOT-23 DBZ 3 3000 180.0 180.0 18.0
TLV431IDBVR SOT-23 DBV 5 3000 180.0 180.0 18.0
TLV431IDBVR1G4 SOT-23 DBV 5 3000 183.0 183.0 20.0
TLV431IDBVT SOT-23 DBV 5 250 180.0 180.0 18.0
TLV431IDBZR SOT-23 DBZ 3 3000 180.0 180.0 18.0
TLV431IDBZRG4 SOT-23 DBz 3 3000 210.0 185.0 35.0
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Device Package Type |Package Drawing| Pins SPQ Length (mm) | Width (mm) | Height (mm)
TLV431IDBZRG4 SOT-23 DBZ 3 3000 183.0 183.0 20.0
TLV431QPK SOT-89 PK 3 1000 340.0 340.0 38.0
TLV431QPK SOT-89 PK 3 1000 190.0 190.0 30.0
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