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TAPE AND REEL INFORMATION
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*All dimensions are nominal
Device Package |Package|Pins| SPQ Reel Reel A0 BO KO P1 w Pinl
Type |Drawing Diameter| Width | (mm) | (mm) | (mm) [ (mm) [ (mm) |Quadrant
(mm) |W1(mm)
TPS78001DDCR SOT-23- | DDC 5 3000 179.0 8.4 3.2 3.2 14 4.0 8.0 Q3
THIN
TPS78001DDCT SOT-23- | DDC 5 250 179.0 8.4 3.2 3.2 14 4.0 8.0 Q3
THIN
TPS78001DRVR WSON DRV 6 3000 178.0 8.4 225 | 2.25 1.0 4.0 8.0 Q2
TPS78001DRVT WSON DRV 6 250 178.0 8.4 225 | 2.25 1.0 4.0 8.0 Q2
TPS78001DRVT WSON DRV 6 250 179.0 8.4 2.2 2.2 12 4.0 8.0 Q2
TPS780180300DRVR WSON DRV 6 3000 178.0 8.4 225 | 2.25 1.0 4.0 8.0 Q2
TPS780180300DRVT WSON DRV 6 250 179.0 8.4 2.2 2.2 1.2 4.0 8.0 Q2
TPS780180300DRVT WSON DRV 6 250 178.0 8.4 225 | 2.25 1.0 4.0 8.0 Q2
TPS780230300DRVR | WSON DRV 6 3000 178.0 8.4 225 | 2.25 1.0 4.0 8.0 Q2
TPS780230300DRVR WSON DRV 6 3000 179.0 8.4 2.2 2.2 1.2 4.0 8.0 Q2
TPS780230300DRVT WSON DRV 6 250 178.0 8.4 225 | 2.25 1.0 4.0 8.0 Q2
TPS780230300DRVT WSON DRV 6 250 179.0 8.4 22 22 12 4.0 8.0 Q2
TPS780270200DDCR |SOT-23-| DDC 5 3000 179.0 8.4 3.2 3.2 14 4.0 8.0 Q3
THIN
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Device Package |Package|Pins| SPQ Reel Reel A0 BO KO P1 w Pinl
Type |Drawing Diameter| Width | (mm) | (mm) | (mm) [ (mm) [ (mm) |Quadrant
(mm) |W1(mm)
TPS780270200DDCT |SOT-23-| DDC 5 250 179.0 8.4 3.2 3.2 14 4.0 8.0 Q3
THIN
TPS780270200DDCTG4 (SOT-23- | DDC 5 250 179.0 8.4 3.2 3.2 14 4.0 8.0 Q3
THIN
TPS780300250DRVR WSON DRV 6 3000 178.0 8.4 225 | 2.25 1.0 4.0 8.0 Q2
TPS780300250DRVT WSON DRV 6 250 179.0 8.4 22 2.2 12 4.0 8.0 Q2
TPS780300250DRVT WSON DRV 6 250 178.0 8.4 225 | 2.25 1.0 4.0 8.0 Q2
TPS780330200DDCR |SOT-23-| DDC 5 3000 179.0 8.4 3.2 3.2 14 4.0 8.0 Q3
THIN
TPS780330200DDCT [SOT-23- | DDC 5 250 179.0 8.4 3.2 3.2 14 4.0 8.0 Q3
THIN
TPS780330220DDCR |SOT-23-| DDC 5 3000 179.0 8.4 3.2 3.2 14 4.0 8.0 Q3
THIN
TPS780330220DDCT [SOT-23- | DDC 5 250 179.0 8.4 3.2 3.2 14 4.0 8.0 Q3
THIN
TPS780330220DRVR WSON DRV 3000 178.0 8.4 225 | 2.25 1.0 4.0 8.0 Q2
TPS780330220DRVT WSON DRV 250 178.0 8.4 225 | 2.25 1.0 4.0 8.0 Q2
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TAPE AND REEL BOX DIMENSIONS
*All dimensions are nominal
Device Package Type |Package Drawing| Pins SPQ Length (mm) | Width (mm) | Height (mm)

TPS78001DDCR SOT-23-THIN DDC 5 3000 213.0 191.0 35.0
TPS78001DDCT SOT-23-THIN DDC 5 250 213.0 191.0 35.0
TPS78001DRVR WSON DRV 6 3000 205.0 200.0 33.0
TPS78001DRVT WSON DRV 6 250 205.0 200.0 33.0
TPS78001DRVT WSON DRV 6 250 200.0 183.0 25.0
TPS780180300DRVR WSON DRV 6 3000 205.0 200.0 33.0
TPS780180300DRVT WSON DRV 6 250 200.0 183.0 25.0
TPS780180300DRVT WSON DRV 6 250 205.0 200.0 33.0
TPS780230300DRVR WSON DRV 6 3000 205.0 200.0 33.0
TPS780230300DRVR WSON DRV 6 3000 200.0 183.0 25.0
TPS780230300DRVT WSON DRV 6 250 205.0 200.0 33.0
TPS780230300DRVT WSON DRV 6 250 203.0 203.0 35.0
TPS780270200DDCR SOT-23-THIN DDC 5 3000 213.0 191.0 35.0
TPS780270200DDCT SOT-23-THIN DDC 5 250 213.0 191.0 35.0
TPS780270200DDCTG4 SOT-23-THIN DDC 5 250 213.0 191.0 35.0
TPS780300250DRVR WSON DRV 6 3000 205.0 200.0 33.0
TPS780300250DRVT WSON DRV 6 250 200.0 183.0 25.0
TPS780300250DRVT WSON DRV 6 250 205.0 200.0 33.0
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Device Package Type |Package Drawing| Pins SPQ Length (mm) | Width (mm) | Height (mm)

TPS780330200DDCR SOT-23-THIN DDC 5 3000 213.0 191.0 35.0
TPS780330200DDCT SOT-23-THIN DDC 5 250 213.0 191.0 35.0
TPS780330220DDCR SOT-23-THIN DDC 5 3000 213.0 191.0 35.0
TPS780330220DDCT SOT-23-THIN DDC 5 250 213.0 191.0 35.0
TPS780330220DRVR WSON DRV 6 3000 205.0 200.0 33.0
TPS780330220DRVT WSON DRV 6 250 205.0 200.0 33.0
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