
ITEM NO REFERENCE DESIGNATORQUANTITYVALUE PART NUMBERMANUFACTURERDESCRIPTIONPACKAGEREFERENCEAVAILABILITY

1 C1, C3 2 10uF TMK107BBJ106MA-TTaiyo YudenCAP, CERM, 10 uF, 25 V, +/- 20%, X5R, 0603603 Active

2 C2 1 0.1uF 06035C104KAT2AAVX CAP, CERM, 0.1 uF, 50 V, +/- 10%, X7R, 0603603 Active

3 C4 1 10uF C1608X5R1E106M080ACTDK CAP, CERM, 10 uF, 25 V, +/- 20%, X5R, 0603603 Active

4 C5, C6, C299, C307, C309, C3176 22uF GRM21BR61E226ME44LMuRata CAP, CERM, 22 uF, 25 V, +/- 20%, X5R, 0805805 Active

5 C7, C16, C19, C20, C25, C27, C307 1uF GCM188R71C105KA64DMuRata CAP, CERM, 1 uF, 16 V, +/- 10%, X7R, AEC-Q200 Grade 1, 0603603 Active

6 C8 1 3300pF CGA2B2X7R1H332K050BATDK CAP, CERM, 3300 pF, 50 V, +/- 10%, X7R, AEC-Q200 Grade 1, 0402402 Active

7 C9 1 4.7uF C0603C475K8PACTUKemet CAP, CERM, 4.7 uF, 10 V, +/- 10%, X5R, 0603603

8 C10, C12 2 100pF C0402C101J3GACTUKemet CAP, CERM, 100 pF, 25 V, +/- 5%, C0G/NP0, 0402402

9 C11, C13, C14, C154 22pF GRM1555C1H220JA01DMuRata CAP, CERM, 22 pF, 50 V, +/- 5%, C0G/NP0, 0402402 Not For New Designs

10 C17, C18 2 1000pF C0402C102K5RACTUKemet CAP, CERM, 1000 pF, 50 V, +/- 10%, X7R, 0402402

11 C21, C22 2 2200pF GRM155R71E222KA01DMuRata CAP, CERM, 2200 pF, 25 V, +/- 10%, X7R, 0402402 Not For New Designs

12 C23, C24 2 0.1uF GRM033Z71C104KE14DMuRata CAP, CERM, 0.1 uF, 16 V,+/- 10%, X7R, 0201201 Active

13 C26, C31 2 0.1uF 08053C104KAT2AAVX CAP, CERM, 0.1 uF, 25 V, +/- 10%, X7R, 0805805 Active

14 C28, C29 2 0.01uF 08051C103JAT2AAVX CAP, CERM, 0.01 uF, 100 V, +/- 5%, X7R, 0805805 Active

16 C82 1 0.082uF 0603YC823KAT2AAVX CAP, CERM, 0.082 uF, 16 V, +/- 10%, X7R, 0603603 Active

17 C83, C84, C85, C864 220µF TCN4227M025R0100AVX 220µF Molded Tantalum Polymer Capacitor 25V 2924 (7361 Metric) 100mOhm @ 100kHz2924 Active

18 C87, C88 2 22uF C3216X5R1V226M160ACTDK CAP, CERM, 22 uF, 35 V, +/- 20%, X5R, 12061206 Active

19 C172, C177, C188, C193, C204, C209, C220, C225, C236, C241, C252, C257, C268, C273, C284, C28916 470uF EEF-GX0E471RPanasonic CAP, Aluminum Polymer, 470 uF, 2.5 V, +/- 20%, 0.003 ohm, SMD_7.3x1.9x4.3mm SMDSMD_7.3x1.9x4.3mmActive

20 C178, C194, C210, C226, C242, C258, C274, C2908 GRM155C81E105KE11DMurata CAP CER 1UF 25V X6S 0402402 Active

21 C179, C180, C181, C195, C196, C197, C211, C212, C213, C227, C228, C229, C243, C244, C245, C259, C260, C261, C275, C276, C277, C291, C292, C29324 22uF GRM21BR61C226ME44MuRata CAP, CERM, 22 uF, 16 V, +/- 20%, X5R, 0805805

22 C183, C184, C198, C200, C214, C215, C231, C232, C246, C247, C262, C263, C280, C281, C294, C29616 2.2uF C1005X5R1A225K050BCTDK CAP, CERM, 2.2 uF, 10 V, +/- 10%, X5R, 0402402 Active

23 C186, C202, C218, C234, C250, C266, C282, C2988 0.1uF GCM155R71H104KE02DMuRata CAP, CERM, 0.1 uF, 50 V, +/- 10%, X7R, AEC-Q200 Grade 1, 0402402 Active

24 C300, C308, C318, C3524 0.1uF GRM033R61E104KE14JMuRata CAP, CERM, 0.1 uF, 25 V, +/- 10%, X5R, 0201201 Active

25 C301, C304, C305, C306, C312, C313, C314, C319, C322, C323, C324, C326, C327, C328, C331, C332, C333, C334, C335, C39620 22uF GRM188R61A226ME15DMuRata CAP, CERM, 22 uF, 10 V, +/- 20%, X5R, 0603603 Active

26 C303, C310, C311, C320, C3215 47uF GRM21BR61A476ME15LMuRata CAP, CERM, 47 µF, 10 V,+/- 20%, X5R, 0805805 Active

27 C315, C330, C339, C340, C3415 10uF GRM188R61A106KAALDMuRata CAP, CERM, 10 µF, 10 V,+/- 10%, X5R, 0603603 Active

28 C325 1 4.7uF GRM155R61A475MMuRata CAP, CERM, 4.7 uF, 10 V, +/- 20%, X5R, 0402402

29 C329 1 47uF GRM188R60J476ME15DMuRata CAP, CERM, 47 uF, 6.3 V, +/- 20%, X5R, 0603603 Active

30 C336 1 47uF TAJE476M035RNJAVX CAP, TA, 47 uF, 35 V, +/- 20%, 0.9 ohm, AEC-Q200 Grade 1, SMD7343-43 Active

31 C337, C3382 2.2uF GRM155R60J225KE95DMuRata CAP, CERM, 2.2 uF, 6.3 V, +/- 10%, X5R, 0402402 Active

32 C342 1 4.7uF C1005X5R1A475K050BCTDK CAP, CERM, 4.7 uF, 10 V, +/- 10%, X5R, 0402402 Active

33 C343, C3442 1uF GRM033R61A105ME15DMuRata CAP, CERM, 1 uF, 10 V,+/- 20%, X5R, 0201201 Active

34 C345, C3972 22uF GRM155R60J226ME11DMuRata CAP, CERM, 22 uF, 6.3 V, +/- 20%, X5R, 0402402

35 C348, C3492 1uF GRM155R6YA105ME11DMuRata CAP, CERM, 1 uF, 35 V, +/- 20%, X5R, 0402402 Active

36 C350, C3512 4.7uF C1005X5R1A475M050BCTDK CAP, CERM, 4.7 uF, 10 V, +/- 20%, X5R, 0402402 Not For New Designs

37 C353, C354, C3553 4.7uF GRM155R60J475ME87DMuRata CAP, CERM, 4.7 uF, 6.3 V, +/- 20%, X5R, 0402402 Active

38 C356 1 0.1uF GRM033R61C104KE14DMuRata CAP, CERM, 0.1 µF, 16 V,+/- 10%, X5R, 0201201 Active

39 C357, C3582 47uF C3216X5R1E476M160ACTDK CAP, CERM, 47 uF, 25 V, +/- 20%, X5R, 1206_1901206_190 Active

40 C359, C360, C361, C362, C363, C364, C365, C366, C367, C368, C372, C373, C374, C375, C376, C377, C378, C379, C380, C381, C385, C386, C387, C388, C390, C391, C392, C393, C394, C39530 100uF GRM21BR60J107MMuRata CAP, CERM, 100 uF, 6.3 V, +/- 20%, X5R, 0805805

41 C369, C382, C3893 4.7uF GRM155R61E475ME15MuRata CAP, CERM, 4.7 uF, 25 V, +/- 20%, X5R, 0402402

42 C370, C371, C383, C3844 47uF C3216JB1E476M160ACTDK CAP, CERM, 47 uF, 25 V, +/- 20%, JB, 12061206 Obsolete

43 D1, D2, D4, D5, D8, D9, D11, D128 30V MBR0530T1GON SemiconductorDiode, Schottky, 30 V, 0.5 A, SOD-123SOD-123 Active

44 D3, D6, D10, D13, D185 Red LTST-C170KRKTLite-On LED, Red, SMDRed 0805 LEDActive

45 D7 1 30V BAT54-7-F Diodes Inc.Diode, Schottky, 30 V, 0.2 A, SOT-23SOT-23 Active

46 D14, D15, D16, D174 Green LTST-C170KGKTLite-On LED, Green, SMDLED_0805 Active

47 H1, H3, H5, H74 NY PMS 440 0025 PHB&F Fastener SupplyMachine Screw, Round, #4-40 x 1/4, Nylon, Philips panheadScrew Active

48 H2, H4, H6, H84 1902C Keystone Standoff, Hex, 0.5"L #4-40 NylonStandoff Active

49 J1, J4 2 22284043 Molex Header, 2.54mm, 4x1, Tin, THHeader, 2.54mm, 4x1, TH

50 J2, J3, J5, J6, J8, J24, J29, J32, J38, J39, J40, J41, J42, J43, J4415 TSW-102-07-G-SSamtec Header, 100mil, 2x1, Gold, TH2x1 HeaderActive

51 J7 1 5103308-1 TE ConnectivityHeader (shrouded), 100mil, 5x2, Gold, TH5x2 Shrouded headerActive

52 J9, J10 2 HSEC8-130-01-L-DV-ASamtec C2000 controlCARD-180HSEC (60-pin addon) connector, SMTC2000 pin numberingActive



53 J11, J12 2 131-3711-201Cinch ConnectivityConnector, SMT, SMB Jack Assembly 50 ohmConnector, SMT, SMB Jack AssemblyActive

54 J13, J14, J15, J16, J17, J18, J30, J31, J33, J34, J35, J36, J3713 1935776 Phoenix ContactTerminal Block, 2x1, 5mm, Green, THTerminal Block, 2x1, 5mm, THActive

55 J19 1 TSM-104-01-L-DVSamtec Header, 2.54mm, 4x2, Gold, SMTHeader, 2.54mm, 4x2, SMTActive

56 J20, J21, J223 61000218321Wurth ElektronikHeader, 2.54mm, 2x1, Gold, SMTHeader, 2.54mm, 2x1, SMT

57 J23 1 52745-0633Molex FFC/FPC Connector, 6 POS, 0.5mm, R/A, Tin, SMTFFC/FPC Connector, 6 POS, 0.5mm, R/A, SMT

58 J25, J27 2 TSM-103-01-L-DVSamtec Header, 2.54mm, 3x2, Gold, SMTHeader, 2.54mm, 3x2, SMTActive

59 J26 1 N2510-6002-RB3M Header (shrouded), 100mil, 5x2, High-Temperature, Gold, TH5x2 Shrouded headerActive

60 J28 1 SL 11 112 03GFischer ElektronikHeader, 2.54mm, 3x1, Gold, THTH, 3-Leads, Body 2.5x7.62mm, Pitch 2.54mm

61 L1 1 55nH PA4059.550HLTPulse Fixed Ind 55NH 35A 0.2 Mohm SMDSMT_IND_5MM5_5MM7Active

62 L2, L3, L4, L5, L6, L7, L8, L98 150nH SLR1050A-151KEBCoilcraft Inductor, Shielded, Ferrite, 150 nH, 51 A, 0.0004 ohm, SMD10.2x7mm

63 L10, L11, L123 470nH XEL6030-471MEBCoilcraft Inductor, Shielded, Composite, 470 nH, 22.3 A, 0.00331 ohm, AEC-Q200 Grade 1, SMD

64 L13, L14, L153 XEL3530-501MECCoilcraft Shielded Power InductorsSMT_IND_3MM2_3MM5

65 Q1, Q2, Q3, Q44 30V CSD17303Q5Texas InstrumentsMOSFET, N-CH, 30 V, 100 A, DQH0008A (VSON-CLIP-8)DQH0008AActive

66 Q5 1 -20V BSS223PWH6327Infineon TechnologiesMOSFET, P-CH, -20 V, -0.39 A, SOT-323SOT-323

67 Q6, Q7, Q8, Q94 100V BSS123 Fairchild SemiconductorMOSFET, N-CH, 100 V, 0.17 A, SOT-23SOT-23 Active

68 Q10, Q11, Q123 25V CSD86360Q5DTexas InstrumentsMOSFET, 2-CH, N-CH, 25 V, 50 A, DQY0008A (LSON-CLIP-8)DQY0008AActive

69 R1, R2, R53 1 RC0603FR-071RLYageo RES, 1.00, 1%, 0.1 W, 0603603 Active

70 R3 1 523k RC0201FR-07523KLYageo AmericaRES, 523 k, 1%, 0.05 W, 0201201 Active

71 R4, R8, R10, R15, R16, R17, R24, R25, R26, R27, R28, R29, R38, R139, R140, R141, R142, R143, R145, R14620 0 CRCW06030000Z0EAVishay-DaleRES, 0, 5%, 0.1 W, AEC-Q200 Grade 0, 0603603 Active

72 R6 1 100k CRCW0201100KFKEDVishay-DaleRES, 100 k, 1%, 0.05 W, 0201201 Active

73 R7, R9, R11, R12, R20, R21, R148, R150, R151, R153, R154, R156, R158, R160, R161, R162, R164, R166, R168, R169, R170, R172, R174, R175, R177, R178, R180, R182, R184, R185, R186, R188, R190, R192, R193, R194, R196, R198, R199, R201, R202, R204, R206, R208, R209, R210, R21447 0 CRCW04020000Z0EDVishay-DaleRES, 0, 5%, 0.063 W, AEC-Q200 Grade 0, 0402402 Active

74 R13 1 20.0k CRCW060320K0FKEAVishay-DaleRES, 20.0 k, 1%, 0.1 W, AEC-Q200 Grade 0, 0603603 Active

75 R14 1 1.30Meg CRCW06031M30FKEAVishay-DaleRES, 1.30 M, 1%, 0.1 W, AEC-Q200 Grade 0, 0603603 Active

76 R18 1 59.0k CRCW040259K0FKEDVishay-DaleRES, 59.0 k, 1%, 0.063 W, AEC-Q200 Grade 0, 0402402 Active

77 R19 1 20k CRCW040220K0JNEDVishay-DaleRES, 20 k, 5%, 0.063 W, AEC-Q200 Grade 0, 0402402

78 R22, R23 2 1.0k CRCW06031K00JNEAVishay-DaleRES, 1.0 k, 5%, 0.1 W, AEC-Q200 Grade 0, 0603603

79 R30, R31, R32, R34, R35, R366 10k RC0201JR-7D10KLYageo AmericaRES, 10 k, 5%, 0.05 W, 0201201

80 R33, R37 2 121k CRCW0603121KFKEAVishay-DaleRES, 121 k, 1%, 0.1 W, AEC-Q200 Grade 0, 0603603

81 R39, R40, R41, R42, R44, R45, R46, R47, R48, R49, R50, R51, R52, R53, R54, R55, R56, R57, R58, R59, R60, R61, R62, R63, R64, R65, R66, R67, R68, R69, R70, R71, R72, R73, R82, R83, R86, R87, R88, R89, R90, R91, R92, R93, R94, R95, R96, R97, R98, R99, R100, R101, R102, R103, R104, R105, R106, R107, R108, R109, R110, R111, R112, R113, R114, R115, R125, R12668 0.2 CSRN2512FKR200Stackpole Electronics IncRES, 0.2, 1%, 2 W, 25122512

82 R43 1 10k TC164-JR-0710KLYageo AmericaRES, 10 k, 5%, 0.0625 W, 3.2x1.6mm3.2x1.6mm

83 R74, R75, R118, R1194 75 CRCW060375R0FKEAVishay-DaleRES, 75.0, 1%, 0.1 W, AEC-Q200 Grade 0, 0603603

84 R76, R81, R120, R1274 330 CRCW0805330RJNEAVishay-DaleRES, 330, 5%, 0.125 W, AEC-Q200 Grade 0, 0805805

85 R77, R78, R121, R1224 100 CRCW0603100RFKEAVishay-DaleRES, 100, 1%, 0.1 W, AEC-Q200 Grade 0, 0603603

86 R79, R80, R85, R123, R124, R133, R135, R136, R137, R13810 10k CRCW060310K0JNEAVishay-DaleRES, 10 k, 5%, 0.1 W, AEC-Q200 Grade 0, 0603603

87 R84, R116 2 8.06k CRCW06038K06FKEAVishay-DaleRES, 8.06 k, 1%, 0.1 W, AEC-Q200 Grade 0, 0603603

88 R117 1 100k CRCW0603100KFKEAVishay-DaleRES, 100 k, 1%, 0.1 W, AEC-Q200 Grade 0, 0603603

89 R128 1 10 CRCW040210R0FKEDVishay-DaleRES, 10.0, 1%, 0.063 W, AEC-Q200 Grade 0, 0402402

90 R129 1 0.0005 RL1632L4-0R5M-FNHCyntec RES, 0.0005, 1%, 1 W, 1.5x3.15mm1.5x3.15mm

91 R130, R131, R132, R134, R1445 180 CRCW0603180RJNEAVishay-DaleRES, 180, 5%, 0.1 W, AEC-Q200 Grade 0, 0603603

92 R149, R157, R165, R173, R181, R189, R197, R2058 10.2k ERA-2AEB1022XPanasonic RES, 10.2 k, 0.1%, 0.063 W, AEC-Q200 Grade 1, 0402402

93 R152, R159, R167, R176, R183, R191, R200, R2078 2.2 CRCW04022R20JNEDVishay-DaleRES, 2.2, 5%, 0.063 W, AEC-Q200 Grade 0, 0402402

94 R211, R212, R2133 12.4k CRCW040212K4FKEDVishay-DaleRES, 12.4 k, 1%, 0.063 W, AEC-Q200 Grade 0, 0402402

95 R215, R216, R217, R218, R219, R220, R221, R222, R223, R224, R22511 100k CRCW0402100KJNEDVishay-DaleRES, 100 k, 5%, 0.063 W, AEC-Q200 Grade 0, 0402402

96 R226, R2272 1.0k CRCW04021K00JNEDVishay-DaleRES, 1.0 k, 5%, 0.063 W, AEC-Q200 Grade 0, 0402402

97 R228 1 91.0k RC0201FR-0791KLYageo AmericaRES, 91.0 k, 1%, 0.05 W, 0201201

98 R229 1 10.2k RC0201FR-0710K2LYageo AmericaRES, 10.2 k, 1%, 0.05 W, 0201201

99 R230, R2312 10.7k RC0201FR-0710K7LYageo AmericaRES, 10.7 k, 1%, 0.05 W, 0201201

100 R232, R238, R2453 17.4k RC0201FR-0717K4LYageo AmericaRES, 17.4 k, 1%, 0.05 W, 0201201

101 R233 1 56.0k CRCW020156K0FKEDVishay-DaleRES, 56.0 k, 1%, 0.05 W, 0201201

102 R234, R239, R241, R2464 10.0k CRCW020110K0FKEDVishay-DaleRES, 10.0 k, 1%, 0.05 W, 0201201

103 R235, R2422 10.0k RC0201FR-7D10KLYageo AmericaRES, 10.0 k, 1%, 0.05 W, 0201201

104 R236 1 9.09k CRCW02019K09FKEDVishay-DaleRES, 9.09 k, 1%, 0.05 W, 0201201



105 R237, R2442 15.4k RC0201FR-0715K4LYageo AmericaRES, 15.4 k, 1%, 0.05 W, 0201201

106 R240 1 26.1k RC0201FR-0726K1LYageo AmericaRES, 26.1 k, 1%, 0.05 W, 0201201

107 R243 1 14.0k RC0201FR-0714KLYageo AmericaRES, 14.0 k, 1%, 0.05 W, 0201201

108 S1, S2 2 EG1218 E-Switch Switch, SPDT, Slide, On-On, 2 Pos, TH4x11.6mm

109 S3 1 78B04ST Grayhill DIP Switch, SPST 4Pos, Slide, THDIP Switch, 4 Pos

110 S4 1 SDA06H1SBDC&K ComponentsSwitch, SPST 6Pos, SMT10.4x3.9x9.3mm

111 T1, T2, T3, T4, T5, T6, T7, T88 CB70-14-CYPanduit Terminal 90A LugCB70-14-CY

112 TP1, TP4, TP47, TP49, TP51, TP53, TP55, TP57, TP60, TP67, TP69, TP71, TP74, TP80, TP8215 5000 Keystone Test Point, Miniature, Red, THRed Miniature Testpoint

113 TP5, TP48, TP50, TP52, TP54, TP56, TP58, TP68, TP77, TP81, TP8311 5001 Keystone Test Point, Miniature, Black, THBlack Miniature Testpoint

114 TP7, TP17, TP18, TP21, TP22, TP23, TP24, TP25, TP26, TP27, TP84, TP85, TP86, TP8714 5006 Keystone Test Point, Compact, Black, THBlack Compact Testpoint

115 TP9, TP10, TP11, TP12, TP13, TP14, TP15, TP28, TP29, TP30, TP31, TP33, TP35, TP37, TP39, TP41, TP43, TP4518 5007 Keystone Test Point, Compact, White, THWhite Compact Testpoint

116 TP16, TP19, TP203 5005 Keystone Test Point, Compact, Red, THRed Compact Testpoint

117 TP59, TP61, TP62, TP63, TP64, TP65, TP66, TP70, TP72, TP73, TP75, TP76, TP78, TP7914 5015 Keystone Test Point, Miniature, SMTTestpoint_Keystone_Miniature

118 U1 1 TLV76733DRVTTexas InstrumentsLinear Voltage Regulator IC  1 Output  1A 6-WSON (2x2)WSON6

119 U2 1 TPS82130SILRTexas Instruments3-A 17V Step-down Converter Module with Integrated Inductor, SIL0008D (uSIP-8)SIL0008D

120 U3 1 TPS53688RSBTexas InstrumentsTPS53688RSB, RSB0040E (WQFN-40)RSB0040E

121 U4 1 CD74HCT08MTexas InstrumentsHigh Speed CMOS Logic Quad 2-Input AND Gates, D0014A, TUBED0014A

122 U5, U7 2 UCC27324DRTexas InstrumentsDual 4 A Peak High Speed Low-Side Power MOSFET Drivers, D0008A (SOIC-8)D0008A

123 U6 1 TLC555CDTexas Instruments2.1-MHz, 250-uA, Low-Power Timer, D0008A (SOIC-8)D0008A

124 U8, U9, U10, U11, U12, U13, U14, U158 CSD95410RWJTexas InstrumentsSynchronous Buck NexFET Smart Power Stage, RWJ0041A (VQFN-CLIP-41)RWJ0041A

125 U16 1 TPS65086100RSKTTexas InstrumentsConfigurable Multi-Rail PMIC for 2S & 3S Li-Ion Battery-Operated Devices or Non Battery Operated, RSK0064C (VQFN-64)RSK0064C

126 U17 1 TPSM5D1806RDBRTexas Instruments4.5-V to 18-V Input, Dual 6-A / Single 12-A Output Power Module with Current SharingB0QFN51

127 U18, U19 2 TPSM5D1806RDBRTexas Instruments4.5-V to 18-V Input, Dual 6-A Output Power Module with Current SharingQFN-FCMOD51

128 C171, C187, C203, C219, C235, C251, C267, C2831 1000pF GRM155R71H102KA01DMuRata CAP, CERM, 1000 pF, 50 V, +/- 10%, X7R, 0402402

129 C182, C199, C216, C230, C248, C264, C278, C2951 0.1uF GCM155R71H104KE02DMuRata CAP, CERM, 0.1 uF, 50 V, +/- 10%, X7R, AEC-Q200 Grade 1, 0402402

130 C185, C201, C217, C233, C249, C265, C279, C2971 100pF C0402C101J3GACTUKemet CAP, CERM, 100 pF, 25 V, +/- 5%, C0G/NP0, 0402402

131 C302 1 47uF GRM21BR61A476ME15LMuRata CAP, CERM, 47 µF, 10 V,+/- 20%, X5R, 0805805

132 C346, C3471 0.1uF GRM033R61E104KE14JMuRata CAP, CERM, 0.1 uF, 25 V, +/- 10%, X5R, 0201201

133 R147, R155, R163, R171, R179, R187, R195, R2031 1 CRCW06031R00JNEAVishay-DaleRES, 1.0, 5%, 0.1 W, AEC-Q200 Grade 0, 0603603



ROHS (DIGI-KEY)ROHS (GREENSOFT)LEAD FREE STATUSLEAD FREE STATUS (GREENSOFT)REACH STATUS (DIGI-KEY)REACH STATUS (GREENSOFT)REACH EFFECTIVE DATE (DIGI-KEY)DESCRIPTION (DIGI-KEY)MANUFACTURER (DIGI-KEY)

ROHS3 Compliant Lead Status unavailableReach unknown CAP CER 10UF 25V X5R 0603Taiyo Yuden

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCAP CER 0.1UF 50V X7R 0603KYOCERA AVX

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCAP CER 10UF 25V X5R 0603TDK Corporation

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unknownREACH NOT AFFECTEDCAP CER 22UF 25V X5R 0805Murata Electronics

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unknownREACH NOT AFFECTEDCAP CER 1UF 16V X7R 0603Murata Electronics

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCAP CER 3300PF 50V X7R 0402TDK Corporation

YES LEAD FREE REACH NOT AFFECTED

YES LEAD FREE REACH NOT AFFECTED

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unknownREACH NOT AFFECTEDCAP CER 22PF 50V C0G/NP0 0402Murata Electronics

YES LEAD FREE REACH NOT AFFECTED

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unknownREACH NOT AFFECTEDCAP CER 2200PF 25V X7R 0402Murata Electronics

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unknownREACH NOT AFFECTEDCAP CER 0.1UF 16V X7R 0201Murata Electronics

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCAP CER 0.1UF 25V X7R 0805KYOCERA AVX

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCAP CER 10000PF 100V X7R 0805KYOCERA AVX

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCAP CER 0.082UF 16V X7R 0603KYOCERA AVX

ROHS3 Compliant Lead Status unavailableReach unknown CAP TANT POLY 220UF 25V 2924KYOCERA AVX

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCAP CER 22UF 35V X5R 1206TDK Corporation

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCAP ALUM POLY 470UF 20% 2.5V SMDPanasonic Electronic Components

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unknownREACH NOT AFFECTEDCAP CER 1UF 25V X6S 0402Murata Electronics

YES LEAD FREE REACH NOT AFFECTED

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCAP CER 2.2UF 10V X5R 0402TDK Corporation

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unknownREACH NOT AFFECTEDCAP CER 0.1UF 50V X7R 0402Murata Electronics

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unknownREACH NOT AFFECTEDCAP CER 0.1UF 25V X5R 0201Murata Electronics

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unknownREACH NOT AFFECTEDCAP CER 22UF 10V X5R 0603Murata Electronics

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unknownREACH NOT AFFECTEDCAP CER 47UF 10V X5R 0805Murata Electronics

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unknownREACH NOT AFFECTEDCAP CER 10UF 10V X5R 0603Murata Electronics

YES LEAD FREE REACH NOT AFFECTED

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unknownREACH NOT AFFECTEDCAP CER 47UF 6.3V X5R 0603Murata Electronics

ROHS3 Compliant Lead Status unavailableReach unaffected CAP TANT 47UF 20% 35V 2917KYOCERA AVX

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unknownREACH NOT AFFECTEDCAP CER 2.2UF 6.3V X5R 0402Murata Electronics

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCAP CER 4.7UF 10V X5R 0402TDK Corporation

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unknownREACH NOT AFFECTEDCAP CER 1UF 10V X5R 0201Murata Electronics

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unknownREACH NOT AFFECTEDCAP CER 1UF 35V X5R 0402Murata Electronics

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCAP CER 4.7UF 10V X5R 0402TDK Corporation

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unknownREACH NOT AFFECTEDCAP CER 4.7UF 6.3V X5R 0402Murata Electronics

ROHS3 Compliant Lead Status unavailableReach unknown CAP CER 0.1UF 16V X5R 0201Murata Electronics

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCAP CER 47UF 25V X5R 1206TDK Corporation

YES LEAD FREE REACH NOT AFFECTED

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCAP CER 47UF 25V JB 1206TDK Corporation

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDDIODE SCHOTTKY 30V 500MA SOD123onsemi

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDLED RED CLEAR SMDLite-On Inc.

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDDIODE SCHOTTKY 30V 200MA SOT23-3Diodes Incorporated

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDLED GREEN CLEAR SMDLite-On Inc.

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDMACHINE SCREW PAN PHILLIPS 4-40B&F Fastener Supply

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDHEX STANDOFF #4-40 NYLON 1/2"Keystone Electronics

YES LEAD FREE REACH NOT AFFECTED

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCONN HEADER VERT 2POS 2.54MMSamtec Inc.

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCONN HEADER VERT 10POS 2.54MMTE Connectivity AMP Connectors

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCONN EDGE DUAL FMALE 60POS 0.031Samtec Inc.



RoHS CompliantEXEMPT Lead Status unavailableLEAD Reach unknownREACH NOT AFFECTEDCONN SMB JACK STR 50 OHM SMDCinch Connectivity Solutions Johnson

RoHS CompliantYES Lead Status unavailableLEAD FREEReach unknownREACH NOT AFFECTEDTERM BLK 2POS SIDE ENTRY 5MM PCBPhoenix Contact

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCONN HEADER SMD 8POS 2.54MMSamtec Inc.

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCONN HEADER SMD 6POS 2.54MMSamtec Inc.

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDCONN HEADER VERT 10POS 2.54MM3M

ROHS3 Compliant Lead Status unavailableReach unaffected FIXED IND 55NH 35A 0.2 MOHM SMDPulse Electronics Power

RoHS non-compliant Lead Status unavailableReach affected MOSFET N-CH 30V 32A/100A 8VSONTexas Instruments

YES LEAD FREE REACH NOT AFFECTED

ROHS3 CompliantYES Lead Status unavailableLEAD FREEReach unaffectedREACH NOT AFFECTEDMOSFET N-CH 100V 170MA SOT23-3onsemi

ROHS3 Compliant Lead Status unavailableReach affected MOSFET 2N-CH 25V 50A 8SONTexas Instruments

ROHS3 CompliantEXEMPT Lead Status unavailableLEAD Reach unaffectedREACH NOT AFFECTEDRES 1 OHM 1% 1/10W 0603YAGEO

ROHS3 Compliant Lead Status unavailableReach unaffected RES 523K OHM 1% 1/20W 0201YAGEO

ROHS3 CompliantEXEMPT Lead Status unavailableLEAD Reach unknownREACH NOT AFFECTEDRES SMD 0 OHM JUMPER 1/10W 0603Vishay Dale

ROHS3 CompliantEXEMPT Lead Status unavailableLEAD Reach unknownREACH NOT AFFECTEDRES SMD 100K OHM 1% 1/20W 0201Vishay Dale

ROHS3 CompliantEXEMPT Lead Status unavailableLEAD Reach unaffectedREACH NOT AFFECTEDRES SMD 0 OHM JUMPER 1/16W 0402Vishay Dale

ROHS3 CompliantEXEMPT Lead Status unavailableLEAD Reach unknownREACH NOT AFFECTEDRES SMD 20K OHM 1% 1/10W 0603Vishay Dale

ROHS3 CompliantEXEMPT Lead Status unavailableLEAD Reach unknownREACH NOT AFFECTEDRES SMD 1.3M OHM 1% 1/10W 0603Vishay Dale

ROHS3 CompliantEXEMPT Lead Status unavailableLEAD Reach unknownREACH NOT AFFECTEDRES SMD 59K OHM 1% 1/16W 0402Vishay Dale

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED



YES LEAD FREE REACH NOT AFFECTED

YES LEAD FREE REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED

YES LEAD FREE REACH NOT AFFECTED

YES LEAD FREE REACH NOT AFFECTED

YES LEAD FREE REACH NOT AFFECTED

YES LEAD FREE REACH NOT AFFECTED

YES LEAD FREE REACH NOT AFFECTED

YES LEAD FREE REACH NOT AFFECTED

YES LEAD FREE REACH NOT AFFECTED

YES LEAD FREE REACH NOT AFFECTED

YES LEAD FREE REACH NOT AFFECTED

YES LEAD FREE REACH NOT AFFECTED

YES LEAD FREE REACH NOT AFFECTED

YES LEAD FREE REACH NOT AFFECTED

YES LEAD FREE REACH NOT AFFECTED

YES LEAD FREE REACH NOT AFFECTED

EXEMPT LEAD REACH NOT AFFECTED



MANUFACTURER PART NUMBER (DIGI-KEYDIGI-KEY PART NUMBER (DIGI-KEY)WITH_ALTERNATE_PACKAGING

TMK107BBJ106MA-T587-6023-2-NDYES

06035C104KAT2A478-5052-2-NDYES

C1608X5R1E106M080AC445-9015-2-NDYES

GRM21BR61E226ME44L490-10749-2-NDYES

GCM188R71C105KA64D490-5241-2-NDYES

CGA2B2X7R1H332K050BA445-6891-2-NDYES

GRM1555C1H220JA01D490-5868-2-NDYES

GRM155R71E222KA01D490-5419-2-NDYES

GRM033Z71C104KE14D490-GRM033Z71C104KE14DTR-NDYES

08053C104KAT2A478-3755-2-NDYES

08051C103JAT2A478-3745-2-NDYES

0603YC823KAT2A478-1238-2-NDYES

TCN4227M025R0100478-12518-2-NDYES

C3216X5R1V226M160AC445-8045-2-NDYES

EEF-GX0E471RP122634TR-NDYES

GRM155C81E105KE11D490-10014-2-NDYES

C1005X5R1A225K050BC445-7392-2-NDYES

GCM155R71H104KE02D490-10672-2-NDYES

GRM033R61E104KE14J490-14571-2-NDYES

GRM188R61A226ME15D490-10476-2-NDYES

GRM21BR61A476ME15L490-9961-2-NDYES

GRM188R61A106KAALD490-12733-2-NDYES

GRM188R60J476ME15D490-13247-2-NDYES

TAJE476M035RNJ478-3958-2-NDYES

GRM155R60J225KE95D490-12532-2-NDYES

C1005X5R1A475K050BC445-13820-2-NDYES

GRM033R61A105ME15D490-13226-2-NDYES

GRM155R6YA105ME11D490-10020-2-NDYES

C1005X5R1A475M050BC445-8023-2-NDYES

GRM155R60J475ME87D490-5408-2-NDYES

GRM033R61C104KE14D490-14305-2-NDYES

C3216X5R1E476M160AC445-8047-2-NDYES

C3216JB1E476M160AC445-11717-2-NDYES

MBR0530T1GMBR0530T1GOSTR-NDYES

LTST-C170KRKT160-1415-2-NDYES

BAT54-7-F BAT54-FDITR-NDYES

LTST-C170KGKT160-1414-2-NDYES

NY PMS 440 0025 PHH542-ND NO

1902C 36-1902C-NDNO

TSW-102-07-G-SSAM1029-02-NDNO

5103308-1 A33159-NDNO

HSEC8-130-01-L-DV-ASAM9080-NDNO



131-3711-201J816-ND NO

1935776 277-6405-NDNO

TSM-104-01-L-DVSAM10792-NDNO

TSM-103-01-L-DVSAM10786-NDNO

N2510-6002-RBMHC10K-NDNO

PA4059.550HLT553-PA4059.550HLTTR-NDYES

CSD17303Q5296-27232-2-NDYES

BSS123 BSS123NTR-NDYES

CSD86360Q5D296-35026-2-NDYES

RC0603FR-071RL311-1.00HRTR-NDYES

RC0201FR-07523KLYAG2716TR-NDYES

CRCW06030000Z0EA541-0.0GTR-NDYES

CRCW0201100KFKED541-100KAABTR-NDYES

CRCW04020000Z0ED541-0.0JTR-NDYES

CRCW060320K0FKEA541-20.0KHTR-NDYES

CRCW06031M30FKEA541-1.30MHTR-NDYES

CRCW040259K0FKED541-59.0KLTR-NDYES
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